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the named vendors in the NDAA. 
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vendors, are compliant with the NDAA. 

These products will be included in VIVOTEK’s 
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IP9165-HT-v2
2MP 60fps, H.265, SNV II, WDR Pro II, i-CS

• 60 fps @ 1920x1080
• 3.9 ~ 10 mm, Remote Focus, i-CS Lens
• Video Rotation for Corridor View
• EIS (Electronic Image Stabilization) to Control  
   Image Stability

MSRP: $1050 (USD)                
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Bullet Cameras
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IP9165-HT-v2
2MP 60fps, H.265, RBF, License Plate Capture

• 60 fps @ 1920x1080
• i-CS (intelligent-CS) Lens Supported
• Video Rotation for Corridor View
• Supreme Night Visibility II, WDR Pro II, 
   EIS (Electronic Image Stabilization)

MSRP: $900 (USD)                

IB9365 (EHT-A/HT-A)
2MP 60fps, H.265, SNV, WDR Pro

• 60 fps @ 1920x1080
• Built-in IR Illuminators, Smart Stream III
• Smart Motion Detection to Reduce False Alarms
• Smart VCA (Intrusion Detection, Loitering 
   Detection, Line Crossing Detection)

MSRP: $880/$785 (USD)                

IB9367-EHT-v2
2MP 60fps, H.265, 50M IR, SNV, WDR Pro

• 60 fps @ 1920x1080
• 2.7~13.5 mm or 5~50 mm Lens
• Signed Firmware and Secure Boot
• AI-powered Smart Motion Detection 
   and Smart VCA

MSRP: $680 (USD)                

IB9368-HT
2MP 30fps, H.265, 30M IR, WDR Pro, SNV

• 30 fps @ 1920x1080 (WDR Pro on)
• 2.8~12 mm, Remote Focus
• Built-in IR Illuminators, Effective up to 30 Meters
• Smart Stream III to Optimize 
   Bandwidth Efficiency

MSRP: $300 (USD)                

IB9369
2MP, H.265, 30M IR, Smart Motion Detection

• 30 fps @ 1920x1080
• Smart IR Technology to Avoid Overexposure
• Built-in IR Illuminators, Smart Stream III
• Smart Motion Detection to 
   Reduce False Alarms

MSRP: $190 (USD)                

IB9380-H
5MP, H.265, 3.6mm, 30M IR, SNV, WDR Pro

• 20 fps @ 2560x1920 (WDR Pro on)
• Built-in IR Illuminators, Smart Stream III
• SNV (Supreme Night Visibility)
• WDR Pro for Unparalleled Visibility in Extremely 
   Bright and Dark Environments

MSRP: $250 (USD)                

IB9387 (EHT-A/HT-A)
5MP, H.265, 50M IR, WDR Pro, SNV

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• 2.7~13.5 mm Lens, Built-in Illuminators
• Smart Motion Detection to Reduce False Alarms
• Smart VCA (Intrusion Detection, Loitering 
   Detection, Line Crossing Detection)

MSRP: $850/750 (USD)                

IB9388-HT
5MP 20fps, H.265, 30M IR, WDR Pro, SNV

• 20 fps @ 2560x1920 (WDR Pro on)
• 2.8~12 mm, Remote Focus
• Built-in IR Illuminators, Effective up to 30 Meters
• SNV (Supreme Night Visibility), WDR Pro, 
   Smart Stream III (Optimize Bandwidth Efficiency)

MSRP: $380 (USD)                

IB9389-EH-v2
5MP, H.265, 2MP 60fps, 30M IR, WDR Pro, SNV

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• Smart IR Technology to Avoid Overexposure
• Built-in IR Illuminators, Effective up to 30 Meters
• Vandal-proof IK10-rated, Weather-proof 
   IP66-rated Housing, 3.6mm Fixed Lens

MSRP: $390 (USD)                

IB9389-EHT-v2
5MP, H.265, 2MP 60fps, 30M IR, WDR Pro, SNV

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• 2.8 ~ 10mm Motorized Lens
• Built-in IR Illuminators, Smart IR Technology
• Vandal-proof IK10-rated, Weather-proof 
   IP66-rated Housing

MSRP: $390 (USD)                



FD9165-HT-A
2MP 60fps, 50M IR, Smart IR II, Smart VCA

• 60 fps @ 1920x1080
• SNV, WDR Pro, Smart Stream III
• Smart Motion Detection to Reduce False Alarms
• Smart VCA (Intrusion Detection, Loitering 
   Detection, Line Crossing Detection)

MSRP: $730 (USD)                
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FD9166-HN
2MP, H.265, 2.8/3.6mm, 10M Invisible IR, WDR Pro

• 30 fps @ 1920x1080
• Compact With MicroSD/SDHC/SDXC Card Slot
• Video Rotation for Corridor View
• 940nm Invisible IR Illuminators up to 10 Meters
• Smart Stream III - Optimize Bandwidth Efficiency

MSRP: $370 (USD)                

FD9167-HT-v2
2MP, 60fps, H.265, 2.7~13.5mm, 50M IR

• 60 fps @ 1920x1080
• Smart Stream III, SNV, WDR Pro, IP54
• Built-in IR Illuminators up to 50M w/ Smart IR II
• AI-powered Smart Motion Detection 
   and Smart VCA

MSRP: $581 (USD)                

FD9182-H
Recessed, 5MP, H.265, 20fps @ 2560x1920

• 20 fps @ 2560x1920
• 1/2.7" Progressive CMOS Sensor
• Supreme Night Visibility, Smart Stream III
• WDR Pro for Unparalleled Visibility in High 
   Contrast Environments

MSRP: $390 (USD)                

FD9187-HT-A
5MP, H.265, 2MP 60fps, 2.7~13.5mm, 50M IR

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• Built-in PIR Sensor for Human Detection
• Built-in IR Illuminators, SNV, WDR Pro
• AI-powered Smart Motion Detection 
   and Smart VCA

MSRP: $610 (USD)                

FD9360-H
2MP, H.265, 2.8/3.6mm, 30M IR, SNV, WDR Pro

• 30 fps @ 1920x1080 (WDR Pro on)
• Smart Stream III, WDR Pro, SNV
• Built-in IR Illuminators, Effective up to 30 Meters
• Weather-proof IP66-rated and Vandal-proof 
   IK10-rated Housing

MSRP: $190 (USD)                

FD9365 (EHTV-A/HTV-A)
2MP 60fps, H.265, 50M IR, SNV, WDR Pro

• 60 fps @ 1920x1080
• Built-in IR Illuminators, Smart Stream III
• Smart Motion Detection to Reduce False Alarms
• Smart VCA (Intrusion Detection, Loitering 
   Detection, Line Crossing Detection)

MSRP: $880/785 (USD)                

FD9366-HV
2MP, H.265, 2.8/3.6mm, 20M IR, IP67, IK10

• 30 fps @1920x1080
• Built-in IR Illuminators, effective up to 20 Meters
• Smart Stream III, WDR Pro, IP66/IP67, IK10
• Built-in MicroSD/SDHC/SDXC Card Slot for 
   On-board Storage

MSRP: $450 (USD)                

FD9367-EHTV-v2
2MP 60fps, H.265, 2.7~13.5mm, 50M IR

• 60 fps @ 1920x1080
• Smart Stream III, SNV, IP66/IP67
• Built-in IR Illuminators up to 50M with Smart IR II
• AI-powered Smart Motion Detection and 
   Smart VCA

MSRP: $680 (USD)                

FD9368-HTV
2MP, H.265, 30M IR, SNV, WDR Pro

• 30 fps @ 1920x1080 (WDR Pro on)
• 2.8~12 mm, Remote Focus, Smart Stream III
• Built-in IR Illuminators, Effective up to 30 Meters
• Built-in MicroSD/SDHC/SDXC Card Slot for
   On-board Storage, Built-in Microphone, IP66

MSRP: $300 (USD)                

FD9369
2MP, H.265, 2.8mm, 30M IR, IP66, Built-in Mic

• 30 fps @ 1920x1080
• 30M IR Illuminators, Smart IR, Smart Stream III
• Smart Motion Detection to Reduce False Alarms
• Built-in MicroSD/SDHC/SDXC Card Slot for 
   On-board Storage

MSRP: $190 (USD)                

FD9380-H
5MP, H.265, 2.8/3.6mm, 30M IR, SNV, WDR Pro

• 20 fps @ 2560x1920 (WDR Pro on)
• Weather-proof IP66 and Vandal-proof IK10
• Built-in IR Illuminators, Smart Stream III
• Built-in MicroSD/SDHC/SDXC Card Slot for 
   On-board Storage

MSRP: $250 (USD)                



FD9387 (EHTV-A/HTV-A)
5MP, H.265, 2MP 60fps, 2.7~13.5mm

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• Built-in IR Illuminators, Smart Stream III
• SNV, WDR Pro, Smart IR II
• AI-powered Smart Motion Detection 
   and Smart VCA

MSRP: $850/750 (USD)                
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FD9189-HT-v2
5MP, H.265, 2.8~12 mm, 30M IR, SNV, WDR Pro

• 20 fps @ 2560x1920 (WDR Pro on)
• 2.8~12 mm, Remote Focus
• Built-in IR Illuminators, Smart Stream III
• Built-in MicroSD/SDHC/SDXC Card Slot for
   On-board Storage, Built-in Microphone, IP66

MSRP: $380 (USD)                

FD9189-H-v2
5MP 30fps, H.265, 2MP 60fps, 2.8mm, 30M IR

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• 2.8mm Fixed Lens
• Built-in IR Illuminators, Smart IR
• WDR Pro (120 dB) for Improved Visibility 
   in High Contrast Scenes, SNV

MSRP: $325 (USD)                

FD9189-HT-v2
5MP 30fps, H.265, 2MP 60fps, 2.8~10mm, 30M IR

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• 2.8 ~ 10mm Motorized Lens
• Built-in IR Illuminators, Smart IR
• WDR Pro (120 dB) for Improved Visibility 
   in High Contrast Scenes, SNV

MSRP: $500 (USD)                

FD9389-EHV-v2
5MP 30fps, H.265, 2MP 60fps, 2.8mm, 30M IR

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• 2.8mm Fixed Lens
• Built-in IR Illuminators, Smart IR
• WDR Pro (120 dB) for Improved Visibility 
   in High Contrast Scenes, SNV

MSRP: $390 (USD)                

FD9389-EHTV-v2
5MP 30fps, H.265, 2MP 60fps, 2.8~10mm, 30M IR

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• 2.8 ~ 10mm Motorized Lens
• Built-in IR Illuminators, Smart IR
• WDR Pro (120 dB) for Improved Visibility 
   in High Contrast Scenes, SNV

MSRP: $530 (USD)                

IT9360-H / IT9380-H
2MP 30fps/5MP 20fps, H.265, 2.8/3.6mm, 30M IR

• 30fps @ 1920x1080/20fps @ 2560x1920
• Built-in IR Illuminators, Smart Stream III
• SNV, WDR Pro, IK10
• Built-in MicroSD/SDHC/SDXC Card Slot for
   On-board Storage, Built-in Microphone, IP66

MSRP: $190/250 (USD)                

IT9388-HT
5MP 20fps, H.265, 2.8~12mm, 30M IR

• 20 fps @ 2560x1920 (WDR Pro on)
• Built-in IR Illuminators, Smart Stream III
• SNV, WDR Pro, IK10, 2.8~12 mm, Remote Focus
• Built-in MicroSD/SDHC/SDXC Card Slot for
   On-board Storage, Built-in Microphone, IP66

MSRP: $380 (USD)                

IT9389-H-v2
5MP 30fps, H.265, 2MP 60fps, 2.8mm, 30M IR

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• 2.8mm Fixed Lens
• Built-in IR Illuminators, Smart IR, IP66, IK08
• SNV (Supreme Night Visibility), WDR Pro, 
   Smart Stream III (Optimize Bandwidth Efficiency)

MSRP: $480 (USD)                

FD9392-EHTV-O
8MP, 50M IR, Edge AI, Driven by OSSA, Azena OS

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• Powerful SoC with a Built-in AI Engine
• Supports VCA Solutions through Azena Apps
• Weather-proof IP66/IP67, Vandal-proof IK10 
   and NEMA 4X-rated

MSRP: $1600 (USD)                



CC9380-HV
5MP, H.265, 30fps, WDR Pro, SNV, IP66, IK10

• 20 fps @ 2560x1920, 30 fps @ 2560x1920
• 180° Horizontal Panoramic View, ±25° Tilt Lens
• 3D Noise Reduction for Low-light Conditions
• Anti-Ligature Design, Built-in Microphone
• 5-Megapixel CMOS Sensor, SNV, WDR Pro

MSRP: $600 (USD)                
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CC9381-HV
5MP, H.265, 30fps, 15M IR, IP66, IK10

• 20 fps @ 2560x1920, 30 fps @ 2560x1920
• 180° Horizontal Panoramic View
• 180° IR Illuminators up to 15 Meters
• Anti-Ligature Design, Built-in Microphone
• 5-Megapixel CMOS Sensor, SNV, WDR Pro

MSRP: $700 (USD)                

CC9160-H
2MP, WDR Pro, 180° Panoramic View, SNV

• 30 fps @ 1920x1080
• 2-Megapixel CMOS Sensor, 
• 180° Horizontal Panoramic View
• Compact, Low-Profile Design, Digital Input,  
   Output, Built-in Microphone, Smart Stream III

MSRP: $360 (USD)                

CC9160-H(HS)
2MP, 30fps, Height Strip, PoE, WDR Pro, SNV

• 30 fps @ 1920x1080
• 2-Megapixel CMOS Sensor, 
• 180° Horizontal Panoramic View
• Digital Input, Digital Output, Height Strip Design 
   for Eye-level Video Surveillance, Smart Stream III

MSRP: $500 (USD)                

FE9192-H
12MP, H.265, WDR Pro, Smart VCA, Recessed

• 30 fps @ 2944x2944
• 12-Megapixel CMOS Sensor, Local Dewarp
• ImmerVision, Recessed Mount
• AI-powered Smart Motion Detection and 
   Smart VCA

MSRP: $1080 (USD)                

FE9380-HV
5MP, H.265, 10M IR, WDR Pro, IP66, IK10

• 30 fps @ 1920x1920
• Local Dewarping, Smart Stream III
• Built-in IR Illuminators, Effective up to 10 Meters
• Built-in MicroSD/SDHC/SDXC Card Slot for 
   On-board Storage, Built-in Microphone

MSRP: $850 (USD)                

FE9382-EHV-v2
6MP, H.265, 20M IR, IP66, IK10, NEMA 4X

• 30 fps @ 2048x2048
• 360° 20M IR with Smart IR II
• WDR Pro, Smart Stream III
• AI-powered Smart Motion Detection and 
   Smart VCA

MSRP: $1000 (USD)                

FE9391-EHV-v2
12MP, H.265, 20M IR, SNV, IP66, IK10

• 30 fps @ 2944x2944, 12MP CMOS Sensor
• 360° 20M IR with Smart IR II, Local Dewarp
• WDR Pro, Smart Stream III
• AI-powered Smart Motion Detection and 
   Smart VCA

MSRP: $1600 (USD)                

MD9560 (H/DH)
2MP, H.265, 20M IR, EN50155, PoE/DC, IP67, IK10

• 30 fps @ 1920x1080
• Fast AE for Quick Adaptation to Light Changes
• Video Rotation for Corridor Scenario
• EN50155 2017 OT1 Compliance for Professional 
   Mobile Surveillance, On-board Storage

MSRP: $700/800 (USD)                

Mobile Dome Cameras

MD9582-H
5MP, H.265, 20M IR, IP67, IK10, EN50155

• 30 fps @ 2560x1920
• Built-in IR Illuminators, Effective up to 20 Meters
• Smart Stream III, WDR Pro, Built-in Microphone
• Scene Mode Functionality for Signal Light and 
   Railway Track Scenarios, EN50155

MSRP: $910 (USD)                



MD9584-H
H.265, 50M IR, WDR Pro, Smart Motion Detection

• 30 fps @ 2560x1920, 60 fps @ 1920x1080
• 1/2.7" Progressive CMOS
• Smart Motion Detection to Reduce False Alarms
• EN50155, Built-in MicroSD/SDHC/SDXC Card 
   Slot for On-board Storage

MSRP: $1350 (USD)                
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SD9368-EHL
40x Optical Zoom, 250M Smart IR, IP66, IK10

• 2MP 60 fps @ 1920x1080, H.265
• 360° Continuous Pan, -20° to 90° (auto flip) Tilt
• 250M IR with Smart IR, -40°C ~ 60°C, EIS
• Smart Tracking Advanced for Moving People 
   with People-based Deep Learning Technology

MSRP: $2800 (USD)                

SD9384-EHL
30x Optical Zoom, 200M Smart IR, -40°C ~ 60°C

• 5MP, 30 fps @ 2560x1920, H.265
• 360° Continuous Pan, -20° to 90° (auto flip) Tilt
• IP66, IK10, NEMA 4X Housing
• Smart Tracking Advanced for Moving People 
   with People-based Deep Learning Technology

MSRP: $3819 (USD)                

SC8131
Stereo Counting Network Camera

• VIVOTEK's 3D Depth Technology, Dual Lens
• High Accuracy Rate up to 98%
• Local Storage Data for Counting Report
• Easy Installation and Configuration
• Seamless Counting with VAST CMS

MSRP: $1280 (USD)                

SC8132
Stereo Counting Network Camera

• 3D Depth Measurement Technology, Dual Lens
• High Accuracy Rate up to 98%
• Counting and Surveillance in a Single Device
• Seamless Counting with VAST CMS
• Dedicated Shepard Software for Batch Setup

MSRP: TBD                

VS8401
4-CH Video Server, Two-way Audio, SD Slot

• 30 fps at D1 Resolution, RS-485 Interface
• Real-time H.264, MPEG-4, MJPEG (Triple Codec)
• 4 Digital I/O for External Sensor and Alarm
• Professional Rack Mount Compatible Design
• Supports Gigabit Ethernet Data Transmission

MSRP: $700 (USD)                

VS8100-v2
1-CH Video Server, Smart Stream II

• 30 fps at D1 Resolution, One-way Audio
• DC 12V Power Sharing with Analog Camera
• RS-485 Interface for PTZ Camera Control
• Ultra-mini Size for Front-end Installation and 
   Discreet Surveillance Application

MSRP: $109 (USD)                

3D Counting Cameras

Video Server



FT9361-R
Facial Recognition Tablet

• Hands-Free Access Control
• Accurate Authentication
• Large Capacity of Facial Profiles
• Dual Accreditation Available

MSRP: $1500 (USD)                
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IE9111-O
Edge AI Device, Driven by OSSA, Azena OS, VCA

• Qualcomm QCS605 SoC with Built-in AI Engine
• Powerful Video Processing, Machine Learning
• Supports VCA Solutions through Azena Apps
• Any Network Camera Can Act As AIoT Device
• Digital Input x2, Digital Output x2

MSRP: $700 (USD)                

ND9213P
H.265 4-CH Embedded PoE NVR
• H.265, up to 8MP Camera Supported
• VIVOTEK Smart VCA, Crowd Control Solution
• VIVOCloud App & VAST 2, 802.3at/af PoE
• 4K Video Output Display for Detailed Monitoring
• New Web UI for Plug-in Free Browser (Chrome)

MSRP: $400 (USD)                

ND9(323P/425P)
H.265 8/16-CH Embedded PoE NVR
• H.265, up to 8MP Camera Supported
• VIVOTEK Smart VCA, Crowd Control Solution
• RAID 0/1 Support, Prevent Recording Data Loss
• VIVOCloud App & VAST 2, 802.3at/af PoE
• 4K Video Output Display, New Web UI (Chrome)

MSRP: $650/$950 (USD)                

NR9(682-v2/782-v2)
H.265 64/128-CH 16Bay NVR

• Up to 64/128-CH Recording, 64-CH Display
• HDMI, Display Port, DVI Simultaneous Output
• 16 Hot-Swappable HDD Bays
• Support RAID 0/1/5/6/10 Storage
• Smart Search II, Smart VCA Event Search

MSRP: $7500/8500 (USD)                

NR9(581-v2/681-v2)
H.265 2U 32/64-CH 8Bay NVR

• 8 Hot-Swappable HDD Bays, Redundant Power
• Support RAID 0/1/5/6/10 Storage
• RAID 0/1 Support, Prevent Recording Data Loss
• VAST 2, Multiple Dewarp, VCA, Smart Search II
• Comprehensive VIVOTEK Solution Support

MSRP: $6900/7600 (USD)                

NVR

NS9521
H.265 Desktop 32-CH VAST 2 Station

• 32-CH, expandable up to 64-CH
• HDMI, Display Port, DVI Simultaneous Output
• 2 Hot-Swappable HDD Bays
• VIVOTEK VAST 2 CMS Inside
• Slim Design, Easy HDD Installation

MSRP: $3000 (USD)                



AW-GEV-107A-130
8xGE PoE + 2xGE Combo + 1xRJ45 Console

MSRP: $700 (USD)             

AW-GEV-104B-130
8xGE PoE + 2xGE SFP Web Smart Managed

MSRP: $360 (USD)             

AW-GEV-267A-370
24xGE PoE + 2xGE Combo + 1xRJ45 Console

MSRP: $1040 (USD)            

AW-GEV-184B-250
16xGE PoE + 2xGE SFP Web Smart Managed

MSRP: $650 (USD)         

AW-GEV-264B-370
24xGE PoE + 2xGE SFP Web Smart Managed

MSRP: $800 (USD)        

AW-GTS-287A
20xGE SFP + 4xCombo GE + 4x10G SFP+ Layer 2+

MSRP: $1660 (USD)            

2050 Ringwood Ave, San Jose, CA 95131 408-773-8686www.vivotek.com salesusa@vivotek.com
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PoE Injector

• Auto discovery and classification of network devices         • Auto generated surveillance, easy tag VLAN 
• Batch camera configuration- file import/export              configuration and smart device management
• Batch camera network/login configuration                       in topology view
• Display IP camera live stream in topology                   • Device status page to show the real-time
   view, floor view and Google Map view              verification result of each connection between      
                              switch port and device

~328 feet

~328 feet

AP-GIC-011A-060
Indoor 1xGE 60W High Power UPoE Injector

MSRP: $154 (USD)             

AP-GIC-011A-095
Indoor 1xGE 95W High Power PoH/PoE Injector

MSRP: $196 (USD)             

AP-GIC-015B-095
Outdoor 1xGE 95W PoH/PoE Injector with Adaptor

MSRP: $330 (USD)        

Speed 
Dome



AP-FXC-0110
Indoor 1-Port FE 95/60/30W PoE Extender

MSRP: $120 (USD)             

AP-FXC-0160
Outdoor 1-Port FE 95/60/30W PoE Extender

MSRP: $180 (USD)             

AP-FXC-0210
Indoor 2-Port FE 95/60/30W PoE Extender

MSRP: $150 (USD)            

AP-FXC-0260
Outdoor 2-Port FE PoE Extender

MSRP: $220 (USD)         
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ExtenderExtender

~984 feet

~984 feet

Extender Extender



~1,312 ft

~328 ft

~328 ft

~328 ft

~328 ft

AP-FHP-0100-R
1 Port Hyper PoE Rx Module, PoE Input

MSRP: $270 (USD)             

AP-FHP-0105-R
1 Port Hyper PoE Rx Module

MSRP: $270 (USD)            
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PoE Extender
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AP-FHP-0105-T
1 Port Hyper PoE Tx Module

MSRP: $220 (USD)             



AW-GET-083A-120
4xGE PoE + 2GE UTP + 2xGE SFP

MSRP: $670 (USD)             

AW-GEH-043A-120
2xGE 95W PoH/PoE + 2xGE SFP Switch

MSRP: $700 (USD)            

2050 Ringwood Ave, San Jose, CA 95131 408-773-8686www.vivotek.com salesusa@vivotek.com

Outdoor PoE Switch

10

Unmanaged PoE Switch

AW-FET-060C-065
Unmanaged 4xFE PoE + 2xFE UTP Switch

MSRP: $70 (USD)             

AW-FGT-180D-250
Unmanaged 16xFE PoE + 2xGE Combo Switch

MSRP: $440 (USD)             

AW-FGT-100D-120
Unmanaged 8xFE PoE + 2xGE Combo Switch

MSRP: $150 (USD)            

AW-FGT-260D-380
Unmanaged 24xFE PoE + 2xGE Combo Switch

MSRP: $520 (USD)         

AW-GET-050A-065
Unmanaged 4xGE PoE + 1xGE Switch

MSRP: $130 (USD)        

AW-GET-100A-120
Unmanaged 8xGE PoE + 2xGE SFP Switch

MSRP: $320 (USD)            

Industrial Products

AW-IHH-0110
Industrial 1xGE 95W PoH/PoE Injector

MSRP: $360 (USD)             

AW-IHH-0410
Industrial 2xGE 95W PoH/PoE + 2xGE SFP Switch

MSRP: $340 (USD)             

AW-IHH-0800
4xGE 95W PoH/PoE + 2xGE UTP + 2xGE SFP Switch

MSRP: $630 (USD)            

AW-IHT-0100
Industrial 1xGE PoE Injector

MSRP: $170 (USD)         

AW-IHS-0202
Industrial 1xFE + 1xFE SFP Media Converter

MSRP: $152 (USD)        

AW-IHT-0601
4xGE PoE + 1xGE Combo + 1xGE SFP Switch

MSRP: $776 (USD)            



AW-IHT-0602
EN50155 4xFE M12 PoE + 2xFE M12 Switch

MSRP: $830 (USD)            

AW-IHT-1271
VivoCam L2+ 8xGE PoE + 4xGE SFP Managed PoE

MSRP: $1130 (USD)         

AW-IHT-0800
4xGE PoE + 2xGE UTP + 2xGE SFP Switch

MSRP: $400 (USD)        
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EPoC

AP-FEX-0100-R
1 Port EPoC PoE in Rx Module

MSRP: $220 (USD)             

AP-FEX-0200-T
2 Ports EPoC Tx Module

MSRP: $220 (USD)             

AP-FEX-0105-R
1 Port EPoC Rx Module

MSRP: $244 (USD)            

AP-FEX-0250-T
Outdoor 2 Port EPoC Tx Module

MSRP: $270 (USD)         


