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The most complete professional range of accessories for air
conditioning: trunkings, built-in installation box, wall brackets, floor
supports, condensate drain pipes, condensate pumps, copper pipes,
protection systems, ecc...

Innovative and functional products, many patented, results of best
experience as a leader company in air conditioning market.



PRODUCT INDEX

Trunkings for
O 8 conditioning
EXCELLENS

Trunkings for
3 O conditioning
OPTIMA

46 Split installation boxes

Flexible condensate
6 1 drain pipes

Fittings and sleeves for
7 3 condensate drain pipes

Rigid condensate
79 drain pipes
Anti-odour siphons
4 for split units
8 Anti-odor siphons
forlarge systems

Condensate trap

9 1 Condensate trap with
heating cable

Mini condensate pumps
10 O Condensate pumps
for air conditioners

1 2 LI_ Pumps with tank

Wall brackets and brackets
13 6 for air conditioners

Stainless steel wall brackets

1 5 3 Stainless steel brackets

for air conditioners




158
165
178
188
198
214
218
231
236
240
242
252

Roof wall brackets
for air conditioners

Floor supports
for air conditioners

Vibration-damping
and floor supports

Floor support

Vibration-damping
Floor supports

Lifters for helping during
the installation of
air conditioners / ducts

External unit protection
systems

Flow diverters
Universal remote controls

Single insulated
copper pipes

Coupled insulated
copper pipes

Copper pipes in rods
and accessories

Cleaning and maintenance
products
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CONDENSATE PUMP CONDENSATE DRAIN
SORRISOCLIMALED-SC11L PIPE AND ACCESSORIES

CONDENSATE DRAIN
PIPE FOR TRUNKING

“EXCELLENS” TRUNKINGS
AND ACCESSORIES

“OPTIMA” TRUNKINGS
AND ACCESSORIES

“EXTREME” SECURITY CAGES “GENIUS”
RUBBER FOOT BASES FOR EXTERNAL UNIT FLOOR SUPPORTS

o .
— R |
- b, ORI
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PVC OUTDOOR UNIT FLOOR BASES MOD. “PITAGORA”, “SUELO MINI”, LARGE ADJUSTABLE
COVER CABINET “SUELO MAXI”, "SPK", "ZEUS" FOOT MOUNT “GENIUS 1500R”



-l

“EASY FLOW”

PUMPWITH TANK BUILT-IN ARRANGEMENT
MINI CONDENSATE PUMPS

BOX

“EASY ONE” MINI

UNDERMOUNT
CONDENSATE DRAIN HOSE CONDENSATE PUMPS

DRY SIPHON ANTI-ODOUR “EASY ONE”
AND REMOVABLE WITH MINI CONDENSATE
DRAIN PUMPS

AESTHETIC LID "REGIO"

UNIVERSAL FINISHING KITS FOR CONDENSATE TRAP
FINISHING FLANGE CONNECTIONS

¢

BRACKETS ROOF BRACKETS
FOR OUTDOOR UNITS FOR OUTDOOR UNITS

WALL-BRACKETS
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eXcellens

WHY INSTALL PROFESSIONAL TRUNKINGS
AND ACCESSORIES?
NEW INNOVATIVE MATERIAL FOR AN EXTRAORDINARY RESULT

The professional air conditioning trunking that has distinguished us on the market for 30 years.
Available in six colours: Top line - New line - Eco line - Brown line - Black line - Grey Line

© © ® O

Patented model Reach certifications Eco-friendly material Paintable models

e & ®

Operating temperature
-20°C/+75°C

Shockproof Anti UV rays High resistence

BROWN LINE BLACK LINE ~ GREYLINE

(BROWN) (BLACK) (GREY)




e/cellens

Italian's favourite trunking

TRUNKING WITH CLIP-TO-
GETHER CENTRAL LOCKING

FOCUS ON DESIGNING HIGHLY
FUNCTIONAL DETAILS

RAW MATERIAL: SHOCK - AND
UV - RESISTANT RIGID
PLASTIC MATERIAL

BASE WITH PRE-PUNCHED SLOTS FOR
WALL MOUNTING

ROUNDED BASE AND COVER

ACCESSORY WITH SNAP-TO-
GETHER BASE AND COVER

- GERTIFIED - §

PAINTABLE

PAINTABLE
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EXCELLENS TB
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DUCT WITH LEVEL

TECHNICAL SPECIFICATIONS

« Stiff, shockproof, anti-UVA and
recyclable plastic material

* Rounded bottom and lid

* Clip-together central fastening

* Pre-punched slots in bottom for wall
mounting

N
<

* Four-way sliding spirit level supplied on

each 2m bar

* Prepared for insertion of the mini pumps
Easy Flow, Easy One, Aqua Split (only

model TB 72-EXC)
*Length2m
* Paintable

* Operating temperature -20°C / +75°C

e}

al |

It was done like this

Now we do in this way

Applications

——

[
TRUNKING TB 60 - EXC

Suitable for mono split installation

- =@ ClEE AR
MADE IN ITALY N oo
PATENTED REACH Nz C—

() couLoTTE AVEC BULLE

CARACTERISTIQUES TECHNIQUES

@& KANAL MIT LIBELLE

TECHNISCHE EIGENSCHAFTEN

» Matériau plastique rigide résistant aux

chocs, anti-UVA et recyclable
* Fond et couvercle arrondis
« Joint aressort central

» Fond avec fentes pour fixation murale

« Bulle coulissante a quatre voies fournie

sur chaque barre de 2 m

* Prédisposée pour l'insertion des mini
pompes Easy Flow, Easy One, Aqua Split
(modéle TB 72-EXC uniquement)

* Longueur2 m
* Peut étre peint

» Température de fonctionnement -20°C

/ +75°C

—
[———
TRUNKING TB 72 - EXC

Suitable for mono split
or dual split installation

ECO LINE NEW LINE
om
- CERTIFIED -
o
A
\/
NEW LINE ECO LINE DIMENSIONS
MODEL MIN. QUANTITY
CODE CODE A[mm] B[mm]

TB60-EXC 10PCS.=20m  B-N11120060 B-E11120060 60 52
TB72-EXC 8PCS.=16m B-N11120072 B-E11120072 72 64
TB100-EXC 5PCS.=10m B-N11120010 B-E11120010 98 73

10

U.M.

PCS
PCS
PCS

« Starres und stoB3festes aus
Kunststoffmaterial, UVA-Strahlen-
bestamdig und recycled

» Abgerundeter Boden und Abdeckung
* Zentralee Federnverbindung

» Vorgedster Boden zur Wandmontage

« Vier-Wege-Schiebe-Libelle auf jeder 2 m
Stange, im Lieferumfang enthalten

« Vorbereitet fir das Einsetzen von Easy
Flow, Easy One, Aqua Split Minipumpen
(nur Modell TB 72-EXC)

eLange:2m

« Lackierbar

« Betriebstemperatur -20°C / +75°C

Four-way sliding
level devices

TRUNKING TB 100 - EXC

Suitable for maximum 4 splits installation

Datasheet
i =]

Pieces U.M. U.M.

per box Box Pallet
10 10 400
8 8 320
5 5 200



EXCELLENST m— - @
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%= STANDARD DUCT ‘ ' GOULOTTE STANDARD a STANDARDKANAL
TECHNICAL SPECIFICATIONS CARACTERISTIQUES TECHNIQUES TECHNISCHE EIGENSCHAFTEN
« Stiff, shockproof, anti-UV and recyclable » Matériau plastique rigide résistant aux Starres und stoBfestes aus
plastic material chocs, anti-UVA et recyclable Kunststoffmaterial, UVA-Strahlen-
* Rounded bottom and lid « Fond et couvercle arrondis bestamdig und recycled
* Clip-together central fastening « Joint a ressort central » Abgerundeter Boden und Abdeckung
* Pre-punched slots in bottom for wall » Fond avec fentes pour fixation murale « Zentralee Federnverbindung
mounting * Prédisposée pour l'insertion des mini * Vorgedster Boden zur Wandmontage
* Prepared for insertion of the mini pumps pompes Easy Flow, Easy One, Aqua Split « Vorbereitet flir das Einsetzen von Easy
Easy Flow, Easy One, Aqua Split (only (modéle T 72-EXC uniguement) Flow, Easy One, Aqua Split Minipumpen
model T 72-EXC) * Longueur2m (nur Modell T 72-EXC)
*Length2m * Peut étre peint *Lange:2m
« Paintable » Température de fonctionnement -20°C * Lackierbar
» Operating temperature -20°C / +75°C [/ +75°C * Betriebstemperatur -20°C / +75°C
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Applications

— — —

TRUNKING TB 60 - EXC TRUNKING TB72-EXC
Suitable for mono split installation Suitable for mono split
or dual split installation

TRUNKING TB 100 - EXC
Suitable for maximum 4 splits installation

e TOP LINE NEW LINE ECO LINE Datasheet
| ‘ . . - CERTIFIED - "".
_‘A—J BROWN LINE BLACKLINE GREYLINE

BROWN BLACK  GREY

vin.  TOPLINE NEWLINE ECOLINE BROW TN Y DIMENSIONS & % FH

MODEL UM,
QUANTITY Pieces U.M. U.M.
CODE CODE CODE CODE CODE CODE A[mm] B[mm] per box Box Pallet
T60-EXC 10PCS=20m 11120060 N11120060 E11120060 ; ; ; 60 52 PCS 10 10 400
T72-EXC 8PCS=16m 11120072 N11120072 E11120072 SCD100617 SCD100608 SCD100619 72 64 PCS 8 8 320
T100-EXC 5PCS=10m 11120010 N11120010 E11120010 SCD100618 SCD100609 SCD100623 98 73 PCS 5 5 200



EXCELLENS TP

. STANDARD DUCT WITH
" PROTECTIVE FILM

TECHNICAL SPECIFICATIONS

« Stiff, shockproof, anti-UVA and
recyclable plastic material

» Rounded bottom and lid

* Clip-together central fastening

* Pre-punched slots in bottom for wall
mounting

/] N4
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* Prepared for insertion of the mini pumps

Easy Flow, Easy One, Aqua Split (only
model TP 72-EXC)

 Cover with transparent blue protective
film in low density polyethylene
*Length2m

* Paintable

* Operating temperature -20°C / +75°C

Applications

—

—_—

TRUNKING TB 60 - EXC
Suitable for mono split installation

with protective film

el (LcA @ @ %E O- ('Q 4
MADE IN ITALY N oo
PATENTED REACH N7z —

GOULOTTE STANDARD AVEC @ STANDARDKANAL MIT

PELLICULE DE PROTECTION
CARACTERISTIQUES TECHNIQUES

SCHUTZFOLIE
TECHNISCHE EIGENSCHAFTEN

» Matériau plastique rigide résistant aux
chocs, anti-UVA et recyclable

« Fond et couvercle arrondis

« Joint a ressort central

 Fond avec fentes pour fixation murale
* Prédisposée pour l'insertion des mini
pompes Easy Flow, Easy One, Aqua Split
(modéle TP 72-EXC uniquement)
 Couvercle avec film protecteur en
polyéthylene basse densité bleu
transparent

* Longueur2 m

* Peut étre peint

» Température de fonctionnement -20°C
/+75°C

%Z

TRUNKING TB72 - EXC
Suitable for mono split
or dual split installation

NEW LINE
o
 CERTIFIED
A
DIMENSIONS
MODEL CODE MIN. QUANTITY U.m.
A[mm] B [mm]

TP60-EXC SCD100099 10PCS.=20m 60 52 PCS
TP72-EXC SCD100100 8PCS.=16m 72 64 PCS
TP100-EXC SCD100101 5PCS.=10m 98 73 PCS

12

« Starres und stoBfestes aus
Kunststoffmaterial, UVA-Strahlen-
bestamdig und recycled

» Abgerundeter Boden und Abdeckung
 Zentralee Federnverbindung

« Vorgedster Boden zur Wandmontage

« Vorbereitet fir das Einsetzen von Easy
Flow, Easy One, Aqua Split Minipumpen
(nur Modell TP 72-EXC)

» Abdeckung mit transparenter blauer
Schutzfolie aus Polyethylen, mit niedriger
Dichte

e Lange:2m

« Lackierbar

« Betriebstemperatur -20°C / +75°C

—

—

TRUNKING TB 100 - EXC

Suitable for maximum 4 splits installation

Datasheet

Pieces U.M.

per box Box
10 10 400
8 8 320
5 5 200



eXcellens

Italian's favourite trunking

TOP LINE NEW LINE ECO LINE

BROWN LINE BLACK LINE GREY LINE ‘

ﬁ PAINTABLE
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GENERAL TECHNICAL CHARACTERISTICS
FOR ACCESSORIES OF THE EXCELLENS LINE

« Stiff, shockproof, anti-uva and recyclable PVC » Heat shrink barcode packaging
* Interlocking bottom and lid » Galvanised screw
» Duct profile locating ridge  Paintable
» Quter contouring to facilitate pipe bends » Operating temperature -20°C / +75°C

« Quter flange hole cover

NEW INNOVATIVE MATERIAL
FOR AN EXTRAORDINARY RESULT

@ Patented model @ Anti UV rays
@ Reach certifications @ High resistence

@ Eco-friendly material Jé Shockproof

5 A

Ideal for cleaning
trunking and
accessories.

) ,E-;LEAN ¥ Tecnosystemi'

For codes
see page 255
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EXCELLENS TMR MADE IN ITALY

>. FLANGED ROUND WALL ‘ ' EXTREMITE MURALE A BRIDE gl WANDABSCHLUSSPROFIL MIT
RONDE RUNDEM FLANSCH

«
<" TERMINAL

D -E-

Y TOP NEW  ECO
\ LNE  LINE  LINE
B

BROWN BLACK GREY With Excellens TMR

LINE LINE LINE

With Standard wall terminal

A

White model available from February 2025
Grey and Black model available from March 2025

Large external flange with

an innovative round shape

TOP NEW ECO BROWN BLACK GREY
DIMENSIONS [mm]
MODEL LINE LINE LINE LINE LINE LINE UM, Plﬁ Datasheet
CODE CODE CODE CODE CODE CODE A B C D E per box —_
TMR 60-EXC SCD100274 SCD100280 SCD100286 - - ; 67 56 190 124 68 PCS 5

TMR72-EXC SCD100276 SCD100282 SCD100288 SCD100294 SCD100300 SCD100306 78 68 210 140 78 PCS 5
TMR 100-EXC SCD100278 SCD100284 SCD100290 SCD100296 SCD100302 SCD100308 102 78 240 170 92 PCS 3

EXCELLENS TMQ MADE IN ITALY

2>, FLANGED SQUARE WALL ‘ ' EXTREMITE MURALE A BRIDE @& WANDABSCHLUSSPROFIL MIT
<" TERMINAL CARREE QUADRATISCHEM FLANSCH
D E
(;_\ \
U -
Y 7
A B,

Top Line, New Line and Eco Line model available from February 2025 Datasheet
Brown, Grey and Black model available from March 2025

TOP NEW ECO BROWN BLACK GREY
LINE LINE LINE LINE LINE LINE

D 2 eme mAC om owecowem
CODE CODE CODE CODE CODE CODE A B C D E e

TMQB0-EXC SCD100273 SCD100279 SCD100285 - - - 67 56 180 103 68 PCS 5

TMQ 72-EXC SCD100275 SCD100281 SCD100287 SCD100293 SCD100299 SCD100305 78 68 200 117 78 PCS 5

TMQ100-EXC ~ SCD100277 SCD100283 SCD100289 SCD100295 SCD100301 SCD100307 102 78 225 142 92 PCS 3
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EXCELLENS TM

| .
MADE IN ITALY

:\‘ ’: FLANGED SQUARE WALL ‘ .EXTREMITE MURALE A BRIDE . WANDABSCHLUSSPROFIL MIT
< TERMINAL CARREE QUADRATISCHEM FLANSCH
o
D E
—\
TOP NEW ECO
LNE LINE LINE
(O]
® 0 @ umm
o
BROWN BLACK GREY :
LNE LUNE LINE
A B
TOP NEW ECO BROWN BLACK GREY
DIMENSIONS [mm]
MODEL LINE LINE LINE LINE LINE LINE um Ll
CODE CODE CODE CODE CODE CODE A B C D E per box
TM 60-EXC 11124160 N11124160 E11124160 - . - 66 56 165 96 68 PCS 5 .
TM 72-EXC 11124172 N11124172 E11124172 SCD100487 SCD100309 SCD100332 78 68 185 108 78 PCS 5 £
TM 100-EXC 11124110  N11124110 E11124110 SCD100484 SCD100310 SCD100343 104 78 220 137 92 PCS 3 6
- = B
EXCELLENS TA wADE IN ALY (IS
& L m
2. Z = . o
%I~ CORNER TERMINAL ‘ 'EXTREMITE D'ANGLE ECKABSCHLUSS
TOP NEW ECO
LNE LINE LINE Datasheet
b " 00 O i
C E BROWN BLACK GREY
/ LNE LUNE LINE
TOP NEW ECO BROWN BLACK GREY
— LINE LINE LINE LINE LINE LINE e
CODE CODE CODE CODE CODE CODE A B C D E per box
TA B0 - EXC 11122110 N11122110 E11122110 - - - 66 56 113 110 55 PCS
TA72-EXC 11122120 N11122120 E11122120 SCD100489 SCD100311 SCD100336 78 68 125 114 62 PCS
TA100 - EXC 11122130 N11122130 E11122130 SCD100495 SCD100312 SCD100344 104 78 155 129 83 PCS
EXCELLENS CP MADE IN ITALY
P a
%I FLAT CURVE ‘ 'COURBE PLATE FLACHE KURVE
(o

TOP NEW ECO

B
\ — LINE  LINE  LINE
3) < . . ‘ =

- N— BROWN BLACK GREY
LINE LINE LINE
TOP NEW ECO BROWN BLACK GREY
DIMENSIONS [mm]
MODEL LINE LINE LINE LINE LINE LINE U.M. B
CODE CODE CODE CODE CODE CODE A B C perbox
CP60-EXC 11120160 N11120160 E11120160 - - - 66 56 101 PCs 5
CP72-EXC 11120172  N11120172 E11120172 SCD100482 SCD100313 SCD100333 78 68 118 PCS 5
CP100-EXC 11120100 N11120100 E11120100 SCD100481 SCD100314 SCD100345 104 78 152 PCS 3

15



EXCELLENS CPS

ARTICULATED FLAT CURVE

N L3
K1

{ ) COURBE PLATE ARTICULEE

C B
—
o <
w \ N/
90°/135°
TOP NEW ECO BROWN BLACK GREY
MODEL LINE LINE LINE LINE LINE LINE
CODE CODE CODE CODE CODE CODE
CPS60-EXC 11121111 N11121111 E11121111 o o -
CPS72-EXC 11121110  N11121110 EI11121110 SCD100485 SCD100315 SCD100337
2.
== CORNER CURVE () courRBEEN ANGLE

C A
4 N\
\ -
®) " .
TOP NEW ECO BROWN BLACK GREY
L LINE LINE LINE LINE LINE LINE
CODE CODE CODE CODE CODE CODE
CAB0-EXC 11120260  N11120260 E11120260 5 = =
CAT72-EXC 11120272  N11120272 E11120272 SCD100494 SCD100316 SCD100334
CA100-EXC 11120210  N11120210 E11120210 SCD100488 SCD100317 SCD100346

EXCELLENS CAS

| .
MADE IN ITALY

@ GELENKIGE FLACHE KURVE

TOP NEW ECO
LINE LINE LINE

BROWN BLACK GREY
LINE LINE LINE

Datasheet

DIMENSIONS [mm]

Pieces
A B (o] per box
66 56 110 PCS 1
78 68 130 PCS 1

| .
MADE IN ITALY

@& \VINKELKURVE

TOP NEW
LINE LINE

BROWN BLACK

LINE  LINE
DIMENSIONS [mm] h
u.m. Pieces
A B C per box
66 56 84 PCS 5
78 68 98  PCS 5
104 78 15  PCS 3

| .
MADE IN ITALY

ZE ARTICULATED CORNER CURVE { ) COURBE ENANGLE ARTICULEE @B GELENKIGE WINKELKURVE

C A
4
El m
) (®)
o
w
2
r4 o o
=) 90° /135
TOP NEW ECO BROWN BLACK GREY
raEL LINE LINE LINE LINE LINE LINE
CODE CODE CODE CODE CODE CODE
CAS 60 - EXC 11123111  N11123111 E11123111 5 - -
CAS 72-EXC 11123110 N11123110 E11123110 SCD100486 SCD100318 SCD100338

16

TOP NEW ECO
LINE LINE LINE

BROWN BLACK GREY
LINE LINE LINE

Datasheet

DIMENSIONS [mm] &
JHIE Pieces
A B (o] per box
66 56 104 PCS 1
78 68 120 PCS 1



EXCELLENS MG MADE IN ITALY

>. COUPLING SLEEVE ‘ MANCHON DE @& ANSCHLUS
» RACCORDEMENT SMUFFE

Ala

B (o

: 4
| . TOP NEW ECO

/ LNE LINE  LINE Datasheet
) 0 0 i
= ' R ROW LA e

BROWN BLACK GREY

TOP NEW ECO BROWN BLACK GREY
DIMENSIONS [mm]
e LINE LINE LINE LINE LINE LINE N Pli%s
CODE CODE CODE CODE CODE CODE A B c per box
MG 60 - EXC 11121060 N11121060 E11121060 - - - 66 56 50  PCS 5
MG 72-EXC 11121072  N11121072 E11121072 SCD100475 SCD100319 SCD100335 78 68 50  PCS 5
MG 100- EXC 11121100  N11121100 E11121100 SCD100477 SCD100320 SCD100347 104 78 50  PCS 3
. . =
MADE IN ITALY —
EXCELLENS MRU =
)
)
P> UNIVERSAL ROTATION ‘ MANCHON ROTATIF @& UNIVERSELLE ROTATION- &
< SLEEVE UNIVERSEL SMUFFE =
(7))
" B ‘
B Datasheet
< .
TOP NEW  ECO
LINE  LINE  LINE
D C
I
TOPLINE NEW LINE ECOLINE DIMENSIONS [mm]
MODEL u.m.
CODE CODE CODE A B c D
MRU 60 - EXC 11122140 N11122140 E11122140 66 56 66 62 PCS 5
MRU 72 - EXC 11122150 N11122150 E11122150 78 68 78 74  PCS 5
MRU 100 - EXC 11122160 N11122160 E11122160 104 78 104 103 PCS 3
. ]
MADE IN ITALY
EXCELLENS RM
<. a
%> WALL FLANGE ‘ ' ROSACE MURALE WAND-
FLANSCH
C
/ TOP NEW  ECO
Y = LINE  LINE  LINE
f \ | = Datasheet
o o
— T - b
—J | = 0 o
BROWN BLACK GREY
LINE  LINE  LINE
A
TOP NEW ECO BROWN BLACK GREY
DIMENSIONS [mm]
MODEL LINE LINE LINE LINE LINE LINE um
CODE CODE CODE CODE CODE CODE A B c D per box
RM 60 - EXC 11122060  N11122060 E11122060 - - - 66 56 105 97 PCS 5
RM72-EXC 11122072 N11122072 E11122072 SCD100492 SCD100321 SCD100339 78 68 120 112 PCS 5
RM100-EXC 11122100  N11122100 E11122100 SCD100493 SCD100322 SCD100348 104 78 167 143 PCS 3

17



EXCELLENS TS

|
»

PIPE OUTPUT TERMINAL

<
<

I _-—’—"—'
TOP NEW
MODEL LINE LINE
CODE CODE
TS 60-EXC 11124060 N11124060
TS72-EXC 11124072 N11124072
TS100-EXC 11124100 N11124100

EXCELLENS TC

= cLosING cAP

"
-
TOP NEW
MODEL LINE LINE
CODE CODE
TC60-EXC - N11122170
TC72-EXC 11122180 N11122180
TC100-EXC 11122190 N11122190
A LY
%I REDUCTION PERDUCT
- __./-’
TOPLINE
MODEL
CODE
RC 72/60 - EXC 11123080
RC 100/72 - EXC 11123105

18

{ ) EXTREMITE DE SORTIE TUBE

| .
MADE IN ITALY

@ ABSCHLUSSPROFIL FUR

ROHRAUSTRITT
C A
TOP NEW ECO
LNE LNE  LINE
/ — Datasheet
o ]
— o 0 0 =
\
BROWN BLACK GREY
LNE LNE  LINE
ECO BROWN BLACK GREY
LINE LINE LINE LINE DIMENSIONS [mm]
CODE CODE CODE CODE A B C D E
E11124060 - . 66 56 75 33 60 PCS 5
E11124072 SCD100479 SCD100323 SCD100340 78 68 90 35 67 PCS 5
E11124100 SCD100480 SCD100324 SCD100349 104 78 110 35 67 PCS 3
|| | ]
MADE IN ITALY
() BOUCHONDEFERMETURE @B VERSCHLUSSKAPPE
TOP NEW  ECO Datasheet
o LNE LINE LINE
c A 0 o

ECO BROWN
LINE LINE
CODE CODE
E11122170 -

BLACK
LINE

CODE

E11122180 SCD100490 SCD100325

E11122190 SCD100491 SCD100326

{ ) rEDUCTION POUR GOULOTTE

BROWN BLACK

LINE LINE

GREY
LINE

‘f_'?,fg DIMENSIONS [mm]
CODE A B c
- 66 56 66  PCS 5
ScD100342 78 68 78  PCS 5
SCD100350 104 78 90  PCS 3
[ ] [ ]

m
TOP NEW
LINE LINE
A Cc
NEW LINE ECOLINE DIMENSIONS [mm]
CODICE CODE A B C
N11123080 E11123080 78 90 68
N11123105 E11123105 104 90 77

MADE IN ITALY

@ REDUZIERUNG FUR KANAL

Datasheet

ECO
LINE
U.M. Pieces
per box
PCS 1
PCS 1



EXCELLENS DT

* ”w 11]
== "T" SHUNT

| .
MADE IN ITALY

{ ) DERIVATIONEN «T» @& 1 ABZWEIGUNG

FEATURES
a « DT 60 composed of: no. 1"T" 72 and no. 2 reductions RC 72/60-EXC
- » DT 72 composed of: no. 1"T" 100 and no. 2 reductions RC 100/72-EXC
¥ « DT 100 composed of: no. 1 "T" 100 without reductions
% = 'El C ! EI | B |
] ‘ ‘ ‘ ‘ ‘ ‘ Datasheet
Y b TOP NEW ECO
" . < LNE LINE  LINE Trrgang
: - S )
. @0 0
Y BROWN BLACK GREY
LINE LINE LINE
TOP NEW ECO BROWN BLACK GREY
o LINE LINE LINE LINE LINE LINE I i um. L
CODE CODE CODE CODE CODE CODE A B C D E per box
DT 60 - EXC 11123060  N11123060 E11123060 - 2 66 56 166 125 38 PCS 3
DT 72-EXC 11123072  N11123072 E11123072 SCD100478 SCD100327 SCD100341 78 68 200 150 40 PCS 3
DT 100-EXC 11123100 N11123100 E11123100 SCD100483 SCD100328 sSCD100351 104 78 200 150 - PCS 3

EXCELLENS MF

S FLEXIBLE SLEEVE

{ ) MANCHON FLEXIBLE @ FLEXIBLE MUFFE

@©
E
o
@
€
(7))
o,

=
TOP NEW ECO
D _ LINE LNE LINE
= -‘ I I Datasheet
: ./ 2 BLACK GREY :
: LINE  LINE
1
- C -
ODEL TOPLINE NEW LINE ECOLINE  BLACKLINE  GREY LINE DIMENSIONS [mm]
CODE CODE CODE CODE CODE A B c D
MF 60 - EXC 11124495 N11124495  E11124495 ; 60 52 520 420
MF 72 - EXC 11124500 N11124500  E11124500  SCD100183  SCD100194 72 64 520 420  PCS 1
MF 100 - EXC 11124505 N11124505  E11124505 08 73 520 420  PCS 1
|| | ]
BLOCK MADE IN ITALY
f‘ ’: PIPE STOPFOR EXCELLENS ‘ BLOC D'ARRET DE TUYAU . SCHLAUCHBINDER FUR
< DUCT POUR GOULOTTE EXCELLENS-KANAL

WwH

MODEL

11125016

11125017

11125018
SCD100122

fixgaas

e
et

DESCRIPTION

BLOCKT-60
BLOCKT-72
BLOCKT -100
BLOCKT-135

MIN. QUANTITY

20
20
20
20

U.M.

PCS
PCS
PCS
PCS

i

Pieces per box
20
20
20
20

Datasheet




FLEXIBLE SLEEVE KIT INSTALLATION EXAMPLE

i
L

:
3

KMF sleeve kit KMGF sleeve kit Obstacle passage example with
for Excellens trunking for Optima trunking KMGF optima sleeve kit

AESTHETIC FLANGE INSTALLATION EXAMPLE

Fix the rear part of the aesthetic Insert the refrigeration lines Place the refrigeration pipes Fix the corrugated tube to the
flange in correspondence and the power cable into and the power supply in the rear part of the aesthetic flange
with the wall hole the wall hole corrugated protection pipe using the bracket provided

N

s
}

Fit the terminal and slide it 6-feet the rubber sleeve totally
down then secure into the corrugated pipe

Flare the refrigerant pipes and fix them to the taps
of the outdoor unit, connect the power supply.
Approach and position the rubber sleeve near the taps




KMF

* FLEXIBLE SLEEVE KIT - EXC

TECHNICAL SPECIFICATIONS

» Shockproof and UVA-resistant plastic
* Paintable

2.
<

KIT 70 CONSISTING OF:

» 1 Flexible sleeve Model MGF 72
« 1 piece of 700 mm flexible hose - inner
@60 mm

MADE IN ITALY
PATENTED N

‘ ' KIT MANCHON FLEXIBLE - EXC @D BAUSATZ FLEXIBLE MUFFE -
CARACTERISTIQUES TECHNIQUES

» Matiere plastique antichoc et anti-UVA
« Peut étre peint

KIT 70 COMPRENANT :

» 1 manchon flexible modele MGF 72

* 1 tube flexible de 700 mm - @60 mm
interne

EXC

TECHNISCHE EIGENSCHAFTEN

« StoBfestes und UVA-bestandiges
Kunststoffmaterial
* Lackierbar

BAUSATZ 70 BESTEHEND AUS:

« 1 flexiblen Muffe, Modell MGF 72

» 1 Schlauch von 700 mm - @ 60 mm innen

« Erhaltlich in den Farben: WeiB - Grau -
Schwarz

« Available colours: white - grey - black « Disponible dans les couleurs: blanc -
gris - noir

KIT 100 CONSISTING OF:

* 1 Flexible sleeve Model MGF 100

« 1 piece of 700 mm flexible hose - inner
@80 mm

KIT 100 COMPRENANT :
» 1 manchon flexible modele MGF 100
« 1 tube flexible de 700 mm - @80 mm

BAUSATZ 100 BESTEHEND AUS:
+ 1 flexiblen Muffe, Modell MGF 100

« Available colours: white - grey - black interne + 1 Schlauch von 700 mm - @ 80 mm innen
* Disponible dans les couleurs: blanc - « Erhaltlich in den Farben: WeiB3 - Grau -
gris - nol Schwarz
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Ul {f{{{g’ Datasheet
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WHITE BLACK GREY

Available from April 2025

DIMENSIONS [mm]

CODE
A B C
a [ | T e ” &
SCD100567 805 72 73
| A |
‘ ‘ SCD100568 805 72 73
= SCD100569 820 97 96
U
o
SCD100570 820 97 96
SCD100571 820 97 96
CODE DESCRIPTION u.m. Pieces
per box
KMF - FLEXIBLE SLEEVE KIT EXCELLENS MGF 72-EXC WHITE + FLEXIBLE HOSE 70 HOSE PROTECTION -

SCLL00EES INNER DIAMETER 60 mm KIT .
SCD100567 KMF - FLEXIBLE SLEEVE KIT EXCELLENS MgF 72-EXC BLACK + FLEXIBLE HOSE 70 HOSE PROTECTION - KIT 1
INNER DIAMETER 60 mm
SCD100568 KMF - FLEXIBLE SLEEVE KIT EXCELLENS MGF 72-EXC GREY + FLEXIBLE HOSE 70 HOSE PROTECTION - KIT 1
INNER DIAMETER 60 mm
SCD100569 KMF - FLEXIBLE SLEEVE KIT EXCELLENS MGF 100-EXC WHITE + FLEXIBLE HOSE 100 HOSE PROTECTION - KIT 1
INNER DIAMETER 80 mm
SCD100570 KMF - FLEXIBLE SLEEVE KIT EXCELLENS MgF 100-EXC BLACK + FLEXIBLE HOSE 100 HOSE PROTECTION - KIT 1
INNER DIAMETER 80 mm
SCD100571 KMF - FLEXIBLE SLEEVE KIT EXCELLENS MGF 100-EXC GREY + FLEXIBLE HOSE 100 HOSE PROTECTION - KIT 1

INNER DIAMETER 80 mm
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MGF e i

(V4

2 - MANCHON DE JONCTION @& FLEXIBLE
> FLEXIBLE SLEEVE - EXC ‘ FLEXIBLE - EXC VERBINDUNGSMUFFE - EXC

N
<

DIMENSIONS [mm]

CODE
A B (o] D E
<D < E
\ \ i \ SCD100584 68 61 133 73 73
SCD100585 68 61 133 73 73
: ] U -~
H E SCD100586 68 61 133 73 73
SCD100587 91 69 149 96 96
A B
SCD100588 91 69 149 96 96
SCD100589 91 69 149 96 96

. . Datasheet
With screws included . .
WHITE BLACK GREY Vin L

Available from April 2025

CODE DESCRIPTION u.m.

Pieces

per box
SCD100584 MGF - FLEXIBLE SLEEVE FOR EXCELLENS MGF 72-EXC PVC WHITE PCS 1
SCD100585 MGF - FLEXIBLE SLEEVE FOR EXCELLENS MGF 72-EXC PVC BLACK PCS 1
SCD100586 MGF - FLEXIBLE SLEEVE FOR EXCELLENS MGF 72-EXC PVC GREY PCS 1
SCD100587 MGF - FLEXIBLE SLEEVE FOR EXCELLENS MGF 100-EXC PVC WHITE PCS 1
SCD100588 MGF - FLEXIBLE SLEEVE FOR EXCELLENS MGF 100-EXC BLACK PCS 1
SCD100589 MGF - FLEXIBLE SLEEVE FOR EXCELLENS MGF 100-EXC PVC GREY PCS 1
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KRT

MADE IN ITALY
PATENTED N

{ ) KiTROSACE ESTHETIQUE

ROUND AESTHETIC FLANGE @ BAUSATZ RUNDE DESI-

2.
<

KIT WITH FLEXIBLE HOSE
AND EXTERNAL UNIT
CONNECTION FITTING IN
ANTI-UV RUBBER

TECHNICAL SPECIFICATIONS

» Shockproof and UVA-resistant plastic
 Paintable

KIT 70 CONSISTING OF:
* 1 Round Terminal 70

« 1 piece of 700 mm flexible hose - inner

260 mm

« 1 Connection fitting for outdoor unit in
anti-UV rubber

« Available colours: white - grey - black

KIT 100 CONSISTING OF:
* 1 Round Terminal 100

« 1 piece of 700 mm flexible hose - inner
@80 mm 1 Connection fitting for outdoor

unit in anti-UV rubber
« Available colours: white - grey - black

RONDE AVEC TUBE FLEXIBLE
ET RACCORD DE RACCOR-
DEMENT UNITE EXTERNE EN
CAOUTCHOUC ANTI-UV

CARACTERISTIQUES TECHNIQUES

GN-ROSETTE MIT SCHLAUCH
UND ANSCHLUSS FUR DAS
AUSSENGERAT AUS UV-BE-
STANDIGEM GUMMI

TECHNISCHE EIGENSCHAFTEN

» Matiere plastique antichoc et anti-UVA
* Peut étre peint

KIT 70 COMPRENANT :

1 extrémité ronde 70

« 1tube flexible de 700 mm - @60 mm interne

« 1raccord de raccordement unité externe en
caoutchouc anti-UVv

« Disponible dans les couleurs : blanc -
gris - noir

KIT 100 COMPRENANT :

* 1 extrémité ronde 100

* 1 tube flexible de 700 mm - @80 mm
interne 1 raccord de raccordement unité
externe en caoutchouc anti-Uv

* Disponible dans les couleurs : blanc -
gris - noir

i

« StoBfestes und UVA-bestandiges
Kunststoffmaterial
* Lackierbar

BAUSATZ 70 BESTEHEND AUS:

* 1 runden Wandabschluss 70

» 1 Schlauch von 700 mm - @ 60 mm innen

1 Anschluss fir AuBengerat aus UV-
bestandigem Gummi

« Erhaltlich in den Farben: Wei3 - Grau -
Schwarz

BAUSATZ 100 BESTEHEND AUS:

* 1 runden Wandabschluss 100

+ 1 Schlauch von 700 mm - @80 mm innen
1 Anschluss fiir AuBengerat aus UV-
bestandigem Gummi

« Erhaltlich in den Farben: WeiB - Grau -
Schwarz
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Datasheet
S
o0 SR
N ’ ! |
oA R
WHITE BLACK GREY LA
c t-g"-%F St
Available from April 2025 E“m
= 3)
o DIMENSIONS [mm]
o
N~ CODE A B (o} D E F [}
SCD100551 64 78 980 157 95 209 60
v SCD100552 64 78 980 157 95 209 60
v L SCD100553 64 78 980 157 95 209 60
B
—— SCD100557 84 100 1006 177 117 237 80
SCD100558 84 100 1006 177 117 237 80
=3 SCD100559 84 100 1006 177 117 237 80
CODE DESCRIPTION U.M. Plk%es
per box

SCD100551 KRT - ROUND FLANGE KIT + FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60mm + EXTERNAL UNIT KIT 1
CONNECTION FITTING IN RUBBER, DIAMETER 60mm - WHITE

SCD100552 KRT - ROUND FLANGE KIT + FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60mm + EXTERNAL UNIT KIT 1
CONNECTION FITTING IN RUBBER, DIAMETER 60mm BLACK

SCD100553 KRT - ROUND FLANGE KIT + FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60mm + EXTERNAL UNIT KIT 1
CONNECTION FITTING IN RUBBER, DIAMETER 60mm GREY

SCD100557 KRT - ROUND FLANGE KIT + FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80mm + EXTERNAL UNIT KIT 1
CONNECTION FITTING IN RUBBER, DIAMETER 80mm - WHITE

SCD100558 KRT - ROUND FLANGE KIT + FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80mm + EXTERNAL UNIT KIT 1
CONNECTION FITTING IN RUBBER, DIAMETER 80mm BLACK

SCD100559 KRT - ROUND FLANGE KIT + FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80mm + EXTERNAL UNIT KIT 1
CONNECTION FITTING IN RUBBER, DIAMETER 80mm GREY
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21> ROUND FLANGE FOR ‘ ' ROSACE ESTHETIQUE RONDE g RUNDE DESIGN-ROSETTE FUR
<" FLEXIBLE HOSE @ 60/80 MM POUR TUBE FLEXIBLE @ SCHLAUCH, @ INNEN 60/80 MM
INTERNE 60/80 MM

DIMENSIONS [mm]

CODE
A B c D E o
E
SCD100575 78 78 210 157 95 60
SCD100576 78 78 210 157 95 60
O SCD100577 78 78 210 157 95 60
y
= SCD100581 102 100 237 177 117 80
LB,

SCD100582 102 100 237 177 117 80

SCD100583 102 100 237 177 117 80

. . . ‘ Datasheet
With screws included z E
WHITE BLACK GREY = oL

Available from April 2025

CODE DESCRIPTION U.M. Pieces

per box
SCD100575 RET - ROUND FLANGE FOR FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60 mm - WHITE PCS 1
SCD100576 RET - ROUND FLANGE FOR FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60 mm BLACK PCS 1
SCD100577 RET - ROUND FLANGE FOR FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60 mm GREY PCS 1
SCD100581 RET - ROUND FLANGE FOR FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80 mm - WHITE PCS 1
SCD100582 RET - ROUND FLANGE FOR FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80 mm BLACK PCS 1
SCD100583 RET - ROUND FLANGE FOR FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80 mm GREY PCS 1
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I :I l Q MADE IN ITALY : & é
PATENTED N1z

R LS p
%> SQUARE AESTHETIC ‘ ' KIT ROSACE ESTHETIQUE [ BAUSATZ QUADRATISCHE DE-

FLANGE KIT WITH FLEXIBLE CARREE AVEC TUBE FLEXI- SIGN-ROSETTE MIT SCHLAU-

HOSE AND EXTERNAL UNIT BLE ET RACCORD DE RAC- CH UND ANSCHLUSS FUR DAS

CONNECTION FITTING IN CORDEMENT UNITE EXTERNE AUSSENGERAT AUS UV-BE-

ANTI-UV RUBBER EN CAOUTCHOUC ANTI-UV STANDIGEM GUMMI

TECHNICAL SPECIFICATIONS CARACTERISTIQUES TECHNIQUES TECHNISCHE EIGENSCHAFTEN

» Shockproof and UVA-resistant plastic » Matiére plastique antichoc et anti-UVA « StoBfestes und UVA-bestandiges

 Paintable * Peut étre peint Kunststoffmaterial

* Lackierbar

KIT 70 CONSISTING OF: KIT 70 COMPRENANT :

» 1 Square Terminal 70 * 1extrémité carré 70 BAUSATZ 70 BESTEHEND AUS:

« 1 piece of 700 mm flexible hose - inner « 1tube flexible de 700 mm - @60 mm interne « 1 quadratischen Wandabschluss 70
@60 mm + 1raccord de raccordement unité externe en » 1 Schlauch von 700 mm - @ 60 mm innen

« 1 Connection fitting for outdoor unit in caoutchouc anti-UV 1 Anschluss fir AuBengerat aus UV-
anti-UV rubber + Disponible dans les couleurs : blanc - bestandigem Gummi

« Available colours: white - grey - black gris - noir « Erhaltlich in den Farben: Wei3 - Grau -

Schwarz

KIT 100 CONSISTING OF: KIT 100 COMPRENANT :

+ 1 Square Terminal 100 . 1 extrémité carrée 100 BAUSATZ 100 BESTEHEND AUS:

+ 1 piece of 700 mm flexible hose - inner « 1 tube flexible de 700 mm - @80 mm * 1 quadratischen Wandabschluss 100
@80 mm 1 Connection fitting for outdoor interne 1 raccord de raccordement unité * 1 Schlauch von 700 mm - @80 mm innen
unitin anti-UV rubber externe en caoutchouc anti-Uv 1 Anschluss flir AuBengerét aus UV-

+ Available colours: white - grey - black - Disponible dans les couleurs : blanc - bestandigem Gummi

gris - noir 0 Err;léltlich in den Farben: Wei3 - Grau -
Schwarz
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N WHITE BLACK GREY
E Available from April 2025
DIMENSIONS [mm
o it
o
N~ CODE A B c D E F (7]
SCD100548 64 78 960 118 95 190 60
\J SCD100549 64 78 960 118 95 190 60
SCD100550 64 78 960 118 95 190 60
SCD100554 84 100 990 146 116 222 80
SCD100555 84 100 990 146 116 222 80
— SCD100556 84 100 990 146 116 222 80
CODE DESCRIPTION u.Mm. Pli;%s
per box
scpioossg  KRQ-SQUARE FLANGE KIT + FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60mm + EXTERNALUNITCON- 1
NECTION FITTING IN RUBBER, DIAMETER 60mm WHITE
scD100ssg  KRQ-SQUARE FLANGE KIT + FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60mm + EXTERNALUNITCON- - 1
NECTION FITTING IN RUBBER, DIAMETER 60mm BLACK
scD100550 KRQ-SQUARE FLANGE KIT + FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60mm + EXTERNALUNITCON- 1
NECTION FITTING IN RUBBER, DIAMETER 60mm GREY
scp1oosss  KRQ-SQUARE FLANGE KIT + FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80mm + EXTERNALUNITCON- - 1
NECTION FITTING IN RUBBER, DIAMETER 80mm WHITE
scD100555 KRQ-SQUARE FLANGE KIT + FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80mm + EXTERNALUNITCON- 1
NECTION FITTING IN RUBBER, DIAMETER 80mm BLACK
scD100s56 KRQ-SQUARE FLANGE KIT + FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80mm + EXTERNALUNITCON- 1

NECTION FITTING IN RUBBER, DIAMETER 80mm GREY
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REQ e B B

]2 SQUARE FLANGE FOR ( ) ROSACEESTHETIQUE @ QUADRATISCHE DESIGN-
> FLEXIBLE HOSE @ 60/80 MM CARREE POUR TUBE ROSETTE FUR SCHLAUCH, @
FLEXIBLE @ INTERNE 60/80 MM INNEN 60/80 MM

DIMENSIONS [mm]
CODE
E A B (o] D E (/]

| SCD100572 78 78 190 118 95 60

SCD100573 78 78 190 118 95 60

SCD100574 78 78 190 118 95 60
SCD100578 102 100 222 146 116 80

B i SCD100579 102 100 222 146 116 80
SCD100580 102 100 222 146 116 80

Datasheet

With screws included ‘ .
WHITE BLACK GREY

Available from April 2025

CODE DESCRIPTION U.M.

yhesd
SCD100572 REQ - SQUARE FLANGE FOR FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60 mm - WHITE PCS 1
SCD100573 REQ - SQUARE FLANGE FOR FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60 mm BLACK PCS 1
SCD100574 REQ - SQUARE FLANGE FOR FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60 mm GREY PCS 1
SCD100578 REQ - SQUARE FLANGE FOR FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80 mm - WHITE PCS 1
SCD100579 REQ - SQUARE FLANGE FOR FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80 mm BLACK PCS 1
SCD100580 REQ - SQUARE FLANGE FOR FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80 mm GREY PCS 1
RCG m— —
N2 —_— 00

f " CONNECTIONFITTING FOR ‘ RACCORD DE . . ANSCHLUSS FUR AUSSENG-
“» OUTDOOR UNITIN ANTI-UV RACCORDEMENT UNITE ERAT AUS UV-BESTANDIGEM

RUBBER @ 60/80 MM EXTERNE EN CAOUTCHOUC GUMMI @ 60/80 MM
ANTI-UV DE @ 60/80 MM

Datasheet
d H 1

ey X

i WHITE BLACK GREY

- Available from April 2025
DIMENSIONS [mm]

o INTIEgNO ESTBE?!NO ¢ . Eé?%%i
SCD100602 RCG - CONNECTION FITTING 70 EXTERNAL RUBBER UNIT - INNER DIAMETER 60 mm - WHITE 60 64 160 PCS 1
SCD100603 RCG-CONNECTION FITTING 70 EXTERNAL RUBBER UNIT - INNER DIAMETER 60 mm BLACK 60 64 160 PCS 1
SCD100604 RCG-CONNECTION FITTING 70 EXTERNAL RUBBER UNIT - INNER DIAMETER 60 mm GREY 60 64 160 PCS 1
SCD100605 RCG - CONNECTION FITTING 100 EXTERNAL RUBBER UNIT - INNER DIAMETER 80 mm - WHITE 80 84 160 PCS 1
SCD100606 RCG-CONNECTION FITTING 100 EXTERNAL RUBBER UNIT - INNER DIAMETER 80 mm BLACK 80 84 160 PCS 1
SCD100607 RCG - CONNECTION FITTING 100 EXTERNAL RUBBER UNIT - INNER DIAMETER 80 mm GREY 80 84 160 PCS 1
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TFPT

= FLEXIBLE HOSE PROTECTION

TECHNICAL SPECIFICATIONS

* Flexible hose in anti UV PP inner @60
or @80

+ Available colours: white - grey - black

* Length 10m

TUBE FLEXIBLE DE
PROTECTION DES TUBES

CARACTERISTIQUES TECHNIQUES

SCHLAUCH SCHLAUCH-
SCHUTZ

TECHNISCHE EIGENSCHAFTEN

» Tube flexible en PP anti-UV @60 ou @80
interne
* Disponible dans les couleurs : blanc,

» Schlauch aus UV-bestandigem PP @60
oder @80 innen
« Erhéltlich in den Farben: Wei3: Schwarz,

Grau
¢ Lange10m

noir, gris
* Longueur10 m

i g Datasheet
Y e

WHITE BLACK GREY

Available from April 2025

£

CODE DESCRIPTION PI?’E U.M. Plié%les 9

per box S

SCD100596 TFPT - FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60 mm - 10 meters - WHITE 60 PCS 1 g

SCD100597 TFPT - FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60 mm - 10 meters BLACK 60 PCS 1 ‘f
SCD100598 TFPT - FLEXIBLE HOSE 70 HOSE PROTECTION - INNER DIAMETER 60 mm - 10 GREY 60 PCS 1
SCD100599 TFPT - FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80 mm - 10 meters - WHITE 60 PCS 1
SCD100600 TFPT - FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80 mm - 10 meters BLACK 60 PCS 1
SCD100601 TFPT - FLEXIBLE HOSE 100 HOSE PROTECTION - INNER DIAMETER 80 mm - 10 GREY 60 PCS 1

RFE —

MADE IN ITALY

@& UNIVERSELLE
VEREDELUNGSFLANSCH

TECHNISCHE EIGENSCHAFTEN

» Hochwertige Verarbeitung fir
Bohrungen von @ 62 bis @ 100 mm
« Hintere Federn im Lieferumfang

= UNIVERSAL FINISHFLANGE () BRIDE DE FINITION

UNIVERSELLE
CARACTERISTIQUES TECHNIQUES

* Finition haute pour les trous de @ 62 a @
100 mm
* Ressorts arriéere fournis

TECHNICAL SPECIFICATIONS

« High finish for holes from @ 62 to @ 100
mm
* Rear springs supplied

enthalten
o
130 21, .8
—
4
(3\]
0
£ Y
A
28 275 ‘
Datasheet
CODE DESCRIPTION U.M. Pli,%ss
per box
N11122000 RFE "UNIVERSAL FINISH FLANGE WHITE COLOUR" (PACK 5 PCS) PCS 5




RA

TECHNICAL SPECIFICATIONS

« For holes from @ 62 to @ 74 mm
* Rear springs supplied

BRIDE ANTI-DECHIRURE
UNIVERSELLE

CARACTERISTIQUES TECHNIQUES

| |
MADE IN ITALY

@& UNIVERSAL REISSFESTE

FLANSCH
TECHNISCHE EIGENSCHAFTEN

* Pourtrous de @62a @74 mm
* Ressorts arriéere fournis

« Flr Bohrungen von @ 62 bis @ 74 mm
« Hintere Federn im Lieferumfang

enthalten
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Datasheet
CODE DESCRIPTION u.m. Pli%s
per box
N11122001 UNIVERSAL TEAR-PROOF FLANGE PCS 5

= pucTFIXING

‘ ' FIXATION POUR GOULOTTE

| |
MADE IN ITALY

=& TEAR-PROOFKIT
TECHNICAL SPECIFICATIONS

« Stiff, shockproof, anti-UVA and
recyclable PVC

« Kit consisting of: 1 RA locking rosette
and 1 pipe feedthrough

 Heat shrink barcode packaging

CODE DESCRIPTION

11125015 DUCT FIXING (10 PCS PACK)

{ ) KIT ANTI-DECHIRURE KA
CARACTERISTIQUES TECHNIQUES

@ KANALBEFESTIGUNG

Datasheet

Pieces
per box

U.M.

PCS 10

| |
MADE IN ITALY

@ REISSFESTER BAUSATZ
TECHNISCHE EIGENSCHAFTEN

» PVC rigide résistant aux chocs, anti-UVA
et recyclable

« Kit composé de: n° 1 rosace anti-déchi-
rure RA et n° 1 tuyau de passage de tubes
« Emballage avec codes a barres
thermorétractables

« Starres und stoB3festes aus PVC, UVA-
Strahlen-bestamdig und recycled.

« Kit bestehend aus: 1 RA
Risschutzrosette und 1 Rohrdurchgang
* Rohrdurchgang Barcode-
Schrumpfpackung

. e 4 A
\ i 4 i |
S 4 . ©
7 Lpl 0
| 4
L M
DIMENSIONS [mm]
CODE DESCRIPTION COLOUR U.M. Pieces Datasheet
A B Cc per box
SCD100260 TEAR-PROOF KIT - IVORY L.500 MM IVORY 500 62 100 KIT 1 ; r
SCD100261 TEAR-PROOF KIT - WHITE L.500 MM WHITE 500 62 100 KIT 1
SCD100262 TEAR-PROOF KIT - WHITE L.1000 MM WHITE 1000 62 100 KIT 1
SCD100263 TEAR-PROOF KIT - IVORY L.1000 MM IVORY 1000 62 100 KIT 1
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KARFE

AN 23

* UNIVERSAL TEAR-PROOF KIT
PLUS FINISHING SURROUND

A
v

TECHNICAL SPECIFICATIONS

« Stiff, shockproof, anti-UVA and
recyclable PVC

* Kit consisting of: 1 wall sleeve kit and 1
RFE exterior finish rosette

* Heat shrink barcode packaging

CODE

SCD100126

SCD100264

= CABLE TIE FOR FIXING
> PIPESIN DUCT

<
“

NOSFRteTTy s

ISy ey o

CODE

11125010
11125000

UNIVERSAL TEAR-PROOF KIT PLUS FINISHING SURROUND - WHITE L. 500

UNIVERSAL TEAR-PROOF KIT PLUS FINISHING SURROUND - WHITE L. 1000

( ) KIT UNIVERSEL ANTI-DECHIR-
URE PLUS ROSACE DE FINITION

CARACTERISTIQUES TECHNIQUES

» PVC rigide résistant aux chocs, anti-UVA
et recyclable

* Kit composé de: 1 kit anti-déchirure KA et
1 rosace de finition externe RFE

» Emballage avec codes a barres
thermorétractables

DESCRIPTION

' COLLIERPOUR FIXERLES
TUYAUX DANS GOULOTTE

DESCRIPTION u.m.
XT-60 PCS
XT-72/T-100 PCS
' PINCE UNIVERSELLE
DECOUPE GOULOTTE -
EXCELLENS
CODE DESCRIPTION

SCC100003

500 100 130

1000

UNIVERSAL DUCT CUTTER

. .
MADE IN ITALY

@ UNIBERSELLER REISSFESTER

BAUSATZ PLUS VEREDELUN-
GSROSETTE

TECHNISCHE EIGENSCHAFTEN

» Starres und stoB3festes aus PVC, UVA-
Strahlen-bestamdig und recycled.

« Kit bestehend aus: 1 KA Rissschutz-Kit
und 1 RFE-AuBenveredelungsrosette

* Rohrdurchgang Barcode-
Schrumpfpackung

DIMENSIONS [mm]
B c D o

UM.  pieces
per box

27,5 62 KIT 1

100 130 275 62 KIT 1

@ KABEL- ODER
ROHRVERBINDER
IM KANAL

. ]
MADE IN ITALY

Datasheet

B

i

Pieces
per box

10
10

@& UNIVERSAL-KABELKANAL-
ZANGE - EXCELLENS

Datasheet

U.M. Pieces
per box
PCS 1
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Optima

WHY INSTALL PROFESSIONAL TRUNKINGS
AND ACCESSORIES?
NEW INNOVATIVE MATERIAL FOR AN EXTRAORDINARY RESULT

The Optima trunking series, available in 5 sizes (35, 62, 75, 102, 135), is the most refined and functional
one on the market today.

The Optima TB model, equipped with a four-way spirit level, further emphasises the qualities of a product
that was created with the common goal of the entire range: to offer quick, simple and concrete solutions to
installation problems, while at the same time giving a pleasant aesthetic result which harmonises with
current design trends.

The Optima Full Cover trunkings have a completely enveloping cover that closes flush with the wall.

A practical protective film is applied to the cover to be removed when the work is completed. The removable
film is used to protect the trunking during the installation phase. Once the operation is completed, it
will be removed ensuring cleanliness of the duct itself.

© © ® O

Patented model Reach certifications Eco-friendly material Paintable models

@ & ®

Operating temperature
-20°C/+75°C

Shockproof Anti UV rays High resistence
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OPTIMATB

RIS
=%I= DUCT WITH LEVEL
TECHNICAL SPECIFICATIONS
« Stiff, shockproof, anti-UVA plastic
material, white, recyclable
» Sharp-edged bottom
* Pre-punched slots for wall mounting
* Four-way sliding spirit level supplied on
each 2m bar
* Prepared for insertion of the mini pumps
Easy Flow, Easy One, Aqua Split (only
model TB 75-0OPT)
* Central closure with patented accidental
anti-release
* Rounded cover
* Barlength2m
* Paintable
* Operating temperature -20°C / +75°C
ﬁ_'\i' i,___
Applications

—

| |
TRUNKING TB 62 - OTP

Suitable for mono split installation

It was done like this

| |
MADE IN ITALY

() couLoTTE AVEC BULLE

CARACTERISTIQUES TECHNIQUES

@ KANAL MIT LIBELLE

TECHNISCHE EIGENSCHAFTEN

» Matériau plastique rigide résistant aux
chocs, anti-UVA et recyclable

* Fond a bords vifs

* Equipé de fentes pour le montage mural
« Bulle coulissante a quatre voies fournie
sur chaque barre de 2 m

* Prédisposée pour l'insertion des mini
pompes Easy Flow, Easy One, Aqua Split
(modéle TB 75-OPT uniquement)

» Fermeture centrale avec brevet anti-
déblocage accidentel

* Couvercle arrondi

* Longueur de la barre 2 m

* Peut étre peint

» Température de fonctionnement -20°C
/+75°C

Four-way sliding level device

:—\:|

TRUNKING TB 75 - OTP
Suitable for mono split
or dual split installation

Now we do in this way

DIMENSIONS
MODEL CODE MIN. QUANTITY U.M.
A[mm] B [mm]
TB62-0PT B-11130062 14 PCS.=28m 62 46 PCS
TB75-O0PT B-11130075 10PCS.=20m 74 56 PCS
TB102-OPT B-11130100 7PCS.=14m 100 66 PCS

32

« Starres und sto3festes aus
Kunststoffmaterial, UVA-Strahlen-
bestamdig und recycled

« kantenférmiger Boden

» Vorgedst fir die Wandmontage

« Vier-Wege-Schiebe-Libelle auf jeder2 m
Stange, im Lieferumfang enthalten

« Vorbereitet fir das Einsetzen von Easy
Flow, Easy One, Aqua Split Minipumpen
(nur Modell TB 75-OPT)

« Zentralverriegelung mit patentiertem
Schutz gegen versehentliches Aushaken
* Abgerundete Abdeckung

« Stablange 2 m

« Lackierbar

« Betriebstemperatur -20°C / +75°C

- CERTIFIED -

=Z
WHITE

—

——

TRUNKING TB 102 - OTP
Suitable for maximum 4 splits installation

Datasheet

Pieces U.M. U.M.

per box Box Pallet
14 14 392
10 10 280
7 7 196



OPTIMAT m— -

R L3
%= STANDARD DUCT ‘ ' GOULOTTE STANDARD a STANDARDKANAL
TECHNICAL SPECIFICATIONS CARACTERISTIQUES TECHNIQUES TECHNISCHE EIGENSCHAFTEN
« Stiff, shockproof, anti-UVA plastic » Matériau plastique rigide résistant aux « Starres und stoBfestes aus
material, white, recyclable chocs, anti-UVA et recyclable Kunststoffmaterial, UVA-Strahlen-
» Sharp-edged bottom * Fond a bords vifs bestadmdig und recycled
* Pre-punched slots for wall mounting » Equipé de fentes pour le montage mural * kantenformiger Boden
* Prepared for insertion of the mini pumps « Prédisposée pour l'insertion des mini * Vorgeost flr die Wandmontage
Easy Flow, Easy One, Aqua Split (only pompes Easy Flow, Easy One, Aqua Split * Vorbereitet fir das Einsetzen von Easy
model T 75-OPT) (modele T 75-OPT uniquement) Flow, Easy One, Aqua Split Minipumpen
« Central closure with patented accidental « Fermeture centrale avec brevet anti- (nur Modell T 75-OPT)
anti-release déblocage accidentel « Zentralverriegelung mit patentiertem
* Rounded cover * Couvercle arrondi Schutz gegen versehentliches Aushaken
*Barlength2m » Longueurde labarre 2 m  Abgerundete Abdeckung
« Paintable « Peut étre peint * Stablange 2 m
 Operating temperature -20°C / +75°C » Température de fonctionnement -20°C / * Lackierbar
+75°C * Betriebstemperatur -20°C / +75°C

- CERTIFIED -

WHITE BLACK GREY

\/

@©
E
o
@
€
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o,

Applications

— — —

———— e e

TRUNKING T35 - OPT-FC
Suitable for condensate drain pipe and
electrical cables

TRUNKING T62 - OPT-FC TRUNKING T75- OPT-FC
Suitable for mono split installation Suitable for mono split or dual split installation

————— ——————— Datasheet
[—] [—] ]
4

TRUNKING T102 - OPT-FC TRUNKING T135 - OPT-FC
Suitable for maximum 3 splits installation Suitable for maximum 4 splits installationit
WHITE GREY BLACK DIMENSIONS [mm] & % @
MODEL MIN. QUANTITY u.m. Pieces UM UM,
CODE CODE CODE A B per box Box Pallet
T35-0PT 40PCS.=80m SCD100136 - - 32 28 PCS 40 40 1120
T62-0PT 18PCS.=36m 11130062 - - 62 46 PCS 18 18 504
T75-0OPT 14PCS.=28m 11130075 SCD100620 SCD100610 74 56 PCS 14 14 392
T102-OPT 8PCS.=16m 11130100 SCD100621 SCD100611 100 66 PCS 8 8 224
T135-O0OPT 4PCS.=8m  SCD100123 SCD100622 SCD100612 135 82 PCS 4 4 -

33



oPTIMATE T

RIS
1= DUCT WITH PROTECTIVE FILM ‘ ' CONDUIT AVEC FILM DE . KANAL MIT SCHUTZFOLIE

PROTECTION OPTIMA TP
TECHNICAL SPECIFICATIONS FULL COVER TECHNISCHE EIGENSCHAFTEN
- Stiff, shockproof, anti-UVA plastic CARACTERISTIQUES TECHNIQUES « Starres und sto3festes aus
material, white, recyclable . ) » N Kunststoffmaterial, UVA-Strahlen-
+ Sharp-edged bottom * Matériau plastique rigide résistant aux bestamdig und recycled
« Pre-punched slots for wall mounting chocs, anti-UVA et recyclable « kantenférmiger Boden
» Prepared for insertion of the mini pumps « Fond a bords vifs « Vorgeost fur die Wandmontage
Easy Flow, Easy One, Aqua Split (only « Equipé de fentes pour le montage mural « Vorbereitet fiir das Einsetzen von Easy
model TP 75-OPT-FC) * Prédisposée pour l'insertion des mini ) Flow, Easy One, Aqua Split Minipumpen
» Wall-mounted flush closure pompes Easy Flow, Easy One, Aqua Split (nur Modell TP 75-OPT-FC)
« Rounded cover (modele TP 75-OPT-FC uniquement) + Mit Wand biindiger Verschluss
« Cover with transparent blue protective « Fermeture au ras du mur  Abgerundete Abdeckung
film in low density polyethylene * Couvercle arron_d| « Abdeckung mit transparenter blauer
* Barlength2m » Couvercle avec film protecteur en Schutzfolie aus Polyethylen, mit niedriger
« Paintable polyéthylene basse densité bleu transparent Dichte
« Operating temperature -20°C / +75°C * Longueur de la barre 2 m » Stablange 2 m

* Peut étre peint * Lackierbar

» Température de fonctionnement -20°C * Betriebstemperatur -20°C / +75°C

[/ +75°C

Cover with transparent blue protective
film in low density polyethylene
WHITE
o
Removable film
%
Applications

TRUNKING TP62 - OPT-FC TRUNKING TP75 - OPT-FC TRUNKING TP102 - OPT-FC
Suitable for mono split installation Suitable for mono split or dual split installation Suitable for maximum 3 splits installation

- CERTIFIED -

—JE \/
TRUNKING TP135 - OPT-FC
Suitable for maximum 4 splits installationit

Datasheet

DIMENSIONS & @
MODEL CODE MIN. QUANTITY U.M. pi UM UM
A [mm] B [mm] leces .M. .Vl
per box Box Pallet
TP62-O0PT-FC SCD100105 12PCS.=24m 62 46 PCS 12 12 288
TP75-OPT-FC SCD100106 8PCS.=16m 74 56 PCS 8 8 192
TP 102 - OPT-FC SCD100107 6PCS.=12m 100 66 PCS 6 6 144
TP 135- OPT-FC SCD100125 4PCS.=8m 135 82 PCS 4 4 -
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OPTIMAT
FULL COVER

e (M §2 W B2 S
MADE IN ITALY N
PATENTED REACH Nz S—

& aNAL

.
»

DUCT () conbuITOPTIMA T FULL

N
K

TECHNICAL SPECIFICATIONS

« Stiff, shockproof, anti-UVA plastic
material, white, recyclable

» Sharp-edged bottom

« Pre-punched slots for wall mounting

« Prepared for insertion of the mini pumps
Easy Flow, Easy One, Aqua Split (only
model T 75-OPT-FC)

» Wall flush closure

* Rounded cover

*Barlength2m

« Paintable

» Operating temperature -20°C / +75°C

COVER
CARACTERISTIQUES TECHNIQUES

TECHNISCHE EIGENSCHAFTEN

« Matériau plastique rigide résistant aux
chocs, anti-UVA et recyclable

* Fond a bords vifs

» Equipé de fentes pour le montage mural
« Prédisposée pour l'insertion des mini
pompes Easy Flow, Easy One, Aqua Split
(modele T 75-OPT-FC uniquement)

» Fermeture au ras du mur

« Couvercle arrondi

* Longueur de la barre 2m

« Peut étre peint

« Température de fonctionnement -20°C

« Starres und stoBfestes aus
Kunststoffmaterial, UVA-Strahlen-
bestamdig und recycled

« kantenformiger Boden

« Vorgedst fur die Wandmontage

« Vorbereitet fir das Einsetzen von Easy
Flow, Easy One, Aqua Split Minipumpen
(nur Modell T 75-OPT-FC)

» Mit Wand blndiger Verschluss

» Abgerundete Abdeckung

« Stablange 2 m

* Lackierbar

« Betriebstemperatur -20°C / +75°C

/+75°C

Wall-flush closing

WHITE

@©
E
o
@
€
(7))
o,

Applications

TRUNKING TP62 - OPT-FC TRUNKING TP75 - OPT-FC TRUNKING TP102 - OPT-FC
Suitable for mono split installation Suitable for mono split or dual split installation Suitable for maximum 3 splits installation

- CERTIFIED -

Datasheet

—
T/
TRUNKING TP135 - OPT-FC
Suitable for maximum 4 splits installationit

DIMENSIONS & % @

MODEL CODE MIN. QUANTITY U.m.

Al | Bl per box Box pallet
T62-OPT-FC SCD100102 12PCS.=24m 62 46 PCS 12 12 288
T75-0PT-FC SCD100103 8PCS.=16m 74 56 PCS 8 8 192
T102-OPT-FC SCD100104 6PCS.=12m 100 66 PCsS 6 6 144
T135-OPT-FC SCD100124 4PCS.=8m 135 82 PCS 4 4 =
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Optima

Always a perfect solution

Pure white Grey ‘ Black ‘

GENERAL TECHNICAL CHARACTERISTICS
FOR ACCESSORIES OF THE OPTIMA LINE

» Recyclable, white, shockproof and anti-UVA eco-PVC
* Innovative design

« Ultra-fast interlocking fastening system

 Large outer flange

» Hole covers

« Extremely high outer finish

» Heat shrink barcode packaging

» Paintable product

» Operating temperature -20°C/ +75 °C

NEW INNOVATIVE MATERIAL
FOR AN EXTRAORDINARY RESULT

@ Patented model @ Anti UV rays
@ Reach certifications @ High resistence

@ Eco-friendly material &é Shockproof

N/

gl

Ideal for cleaning
trunking and
accessories.

EAN T3 Tecnosyste_m_i- .

[ G u
W4

For codes
see page 255
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OPTIMA TMR WADE IN (TALY

S FLANGED ROUND WALL ‘ ' EXTREMITE MURALE A BRIDE gl WANDABSCHLUSSPROFIL MIT
< TERMINAL RONDE RUNDEM FLANSCH

D E
-
) \
0 ® 0
WHITE BLACK GREY |
® ' With Optima TMR
A B

White model available from February 2025
Grey and Black model available from March 2025

Large external flange with «©
an innovative round shape With Standard wall terminal g
(@)
ol
WHITE GREY BLACK DIMENSIONS [mm] a
MODEL £
CODE CODE CODE A B (o] D E &
TMR 62 - OPT SCD100244 2 = 63 48 176 120 62 PCS 5 ‘-‘.*.;’
AN
TMR 75 - OPT SCD100245 SCD100253 SCD100266 77 58 207 140 75 PCS 5 >
TMR 102 - OPT SCD100246 SCD100254 SCD100267 100 67 237 170 85 PCS 3
TMR 135 - OPT SCD100247 SCD100255 SCD100268 135 84 277 212 100 PCS 3

OPTIMA TMQ MADE IN ITALY

P> FLANGED SQUARE WALL ‘ EXTREMITE MURALE A BRIDE g WANDABSCHLUSSPROFIL MIT
< TERMINAL CARREE QUADRATISCHEM FLANSCH
D E
A
)
O
y
A B

White model available from February 2025
Grey and Black model available from March 2025

WHITE BLACK GREY

WHITE GREY BLACK DIMENSIONS [mm] ﬁ
MODEL UM.  icces
CODE CODE CODE A B c D E per box
Datasheet

TMQ 62 - OPT SCD100248 s = 63 46 166 99 63 PCS 5
TMQ 75 - OPT SCD100249 SCD100257 SCD100270 77 58 193 113 75 PCS 5 .
TMQ 102 - OPT SCD100250 SCD100258 SCD100271 100 69 222 140 85 PCS 3
TMQ 135 - OPT SCD100251 SCD100259 SCD100272 135 84 262 181 100 PCS 3




OPTIMATM

= WALL-MOUNTED TERMINAL

WHITE
MODEL

CODE
TM35-0OPTW SCD100144
TM62-0OPTW 11106001
TM75-0OPTW 11106002
TM102-OPTW 11106003
TM135-OPTW SCD100112

OPTIMATA

>
»

CORNER TERMINAL

N
4

WHITE
MODEL
CODE
TA62-OPT 11106004
TA75-0OPT 11106005
TA102-OPT 11106006
TA135-OPT SCD100113

OPTIMARL

S FLAT CURVE

>

RLE 32-OPT

GREY

CODE

SCD100415
SCD100417

| .
MADE IN ITALY

{ ) BORNE MURALE @ \WANDABSCHLUSS
D E
WHITE
© .
GREY
A B BLACK
BLACK DIMENSIONS [mm] ﬁ
u.m. Pieces
CODE A B (o] D E per box
Datasheet
- 35 28 77 56 32 PCS 20 ;
- 66 48 155 95 60 PCS 5
SCD100372 78 58 170 110 74 PCS 5)
SCD100373 104 68 200 135 85 PCS 3
SCD100374 140 85 237 175 100 PCS 3

SCD100418

() BORNEEN ANGLE

GREY

CODE

SCD100412
SCD100413
SCD100414

() courBE PLATE

s

"R

RLO 32-OPT
MODEL CODE
A
RLO 35-OPT SCD100142 35
RLE 35 - OPT SCD100143 35

38

MADE IN ITALY

@ \\|INKELABSCHLUSS

BLACK

CODE

SCD100375
SCD100376
SCD100377

66
78
104
140

DIMENSIONS [mm]

B C D
48 106 85
58 126 100
69 145 117
84 180 140

BLACK
u.m.
E
72 PCS
86 PCS
100 PCS
100 PCS

Pieces
per box T

5 -

5

3

3

@ | ACHE KURVE

-

(o

DIMENSIONS [mm]

B C
28 52
28 52

D

37
37

\
(]
m
A ‘ E

u.m.

E F
- 42 PCS
55 - PCS

WHITE Datasheet
0H EREESE
Pieces
per box

A
o
T
20 ]
20 @mﬁ‘ﬁ



OPTIMA CP

|
»

FLAT CURVE

N
<

() courBE pLATE

| ]
MADE IN ITALY

@ £ ACHE KURVE

—_—
< WHITE
# _ 1 GREY
| -
‘1' c B ‘
' BLACK
WHITE GREY BLACK DIMENSIONS [mm] ﬁ
MODEL UM.  oicces
CODE CODE CODE A B c
per box
Datasheet
CP35-OPT SCD100137 35 28 65 PCS 20
CP62-OPT 11106007 66 48 108  PCS 5 R,
CP75-OPT 11106008 SCD100419 SCD100378 78 58 120  PCS 5
CP102-OPT 11106009 SCD100421 SCD100379 104 68 154  PCS 3
CP135-OPT SCD100114 SCD100422 SCD100380 140 84 203  PCS 3
(1]
£
[ ] S
OPTIMA CPS MADE IN ITALY o
b
S
c @ £
%I ARTICULATED FLAT CURVE ‘ ' COURBE PLATE ARTICULEE GELENKIGE FLACHE KURVE ‘%
o
_ e —
C < WHITE
o y o
4 —
GREY
g —
C B ‘
BLACK
Datasheet
WHITE GREY BLACK DIMENSIONS [mm] Iﬁl;'l R
MODEL UM.  pisces by a0
CODE CODE CODE A B c per box
CPS 62-OPT 11106010 c 5 66 48 185  PCS 1
CPS 75-OPT 11106011 SCD100423 SCD100381 78 58 130  PCS 1

OPTIMA MCS

|2
»

SPLIT CONNECTION SLEEVE

A
K

SPLIT OPTIMA MCS

| ]
MADE IN ITALY

( ) VANCHONDERACCORDEMENT @ sp| |T-VERBINDUNGSMUFFE

F White soft PVC Sealig lip

B
‘\ WHITE
L o
‘ = GREY
I ®
BLACK
Datasheet
WHITE GREY BLACK DIMENSIONS [mm] Iﬁl;‘l eong e
MODEL UM. e o T
CODE CODE CODE A B D E F per box
MCS 62 - OPT SCD100093 66 775 60 48 56 PCS 1
MCS 75 - OPT SCD100094 SCD100430 SCD100388 78 90 66 58 65 PCS 1




OPTIMA CAI

= INTERNAL CORNER CURVE

\ §)
» @ ‘
- |
WHITE GREY BLACK
MODEL
CODE CODE CODE A
CAI35-0PT SCD100138 35
CAI 62 - OPT 11106013 - - 66
CAI75-0PT 11106014 SCD100424 SCD100382 78
CAI102-0OPT 11106015 SCD100425 SCD100383 104
CAI135-0PT SCD100115 SCD100426 SCD100384 140
<.
== EXTERNAL CORNER CURVE,
WHITE WHITE
C
4 @
(@)
WHITE GREY BLACK
MODEL
CODE CODE CODE A
CAE 35-0PT SCD100139 35
CAE 62 - OPT 11106019 66
CAE 75-0OPT 11106020 SCD100427 SCD100385 78
CAE 102-OPT 11106021 SCD100428 SCD100386 104
CAE 135-0OPT SCD100116 SCD100429 SCD100387 140
S MANCHON DE ROTATION
== RIGHT ROTATION SLEEVE "DROIT
— C
ﬁ,
-
<
-
|
J LE.
i D
WHITE GREY BLACK
MODEL
CODE CODE CODE A ©
MRD 62 - OTP SCD100129 - - 103 86
MRD 75-0OTP SCD100096 SCD100431 SCD100391 119 102

40

{ ) COURBE A ANGLE INTERNE

I

DIMENSIONS [mm]

28
48
58
68
84

]

c

62
100
115
135
155

DIMENSIONS [mm]

28
48
58
68
84

(o]

52
100
115
135
155

PCS
PCS
PCS
PCS
PCS

WHITE

PCS
PCS
PCS
PCS
PCS

T

Pieces
per box

| .
MADE IN ITALY

@& KURVE MIT INNENWINKEL

Datasheet

MADE IN ITALY

‘ ' COURBE EN ANGLE EXTERNE a KURVE MIT AUSSENWINKEL
WHITE

Datasheet

| ]
MADE IN ITALY

@ RECHTSDREHENDE MUFFE

FEATURES

» Mrd 62-opt composition:
mrd 75-opt + nr. 2 - 62

ducts reductions

* Mrd 75-opt composition:
75 right rotation sleeve

DIMENSIONS [mm]

D

64
78

F H
78 49
87 58

U.M.

PCS
PCS

WHITE

GREY

BLACK

Datasheet
gt

e [E]
“*
%

re
e
G o e



OPTIMA MRS

| .
MADE IN ITALY

2

= LEFT ROTATION SLEEVE () coURBE AANGLE INTERNE @ | INKSDREHENDE MUFFE

= < FEATURES
G H ¢ Mrd 62-opt WHITE
F Ll composition: mrd
75-opt+nr.2-62 .
al w ducts reductions GREY
s y l < @ * Mrd 75-(_)pt .
4 composition:
v L 75 right rotation BLACK
I E sleeve
H D
WHITE GREY BLACK DIMENSIONS [mm] ﬁ
MODEL u.M. Pieces
CODE CODE CODE A (o] D F H perbox
MRS 62 - OPT SCD100130 103 86 64 78 49 PCS 3
MRS 75 - OPT SCD100098 SCD100432 SCD100392 119 102 78 87 58 PCS 3

OPTIMA MG

|
»

L ]
MADE IN ITALY

@ VERBINDUNGS-
MUFFE

) MANCHON DE
RACCORDEMENT

p—

COUPLING SLEEVE

N
<

@©
E
o
@
€
(7))
o,

. ~ ~ A =

WHITE GREY BLACK DIMENSIONS [mm] IEl;‘I
MODEL U.M. Pieces
CODE CODE CODE A B c per box
Datasheet
MG 35-OTP SCD100140 - - 35 28 23 PCS 20 "
MG 62-OTP 11106028 . : 66 48 50  PCS 5 %@}w@
MG 75- OTP 11106029 SCD100433 SCD100389 78 58 55 PCS 5 o .ﬁ 4
MG 102 - OTP 11106027 SCD100435 SCD100390 104 68 70 PCS 3 %&“1 L
MG 135 - OTP SCD100117 SCD100436 SCD100403 140 84 75 PCS 3 @.ﬁ;ﬁ@
OPTIMA TS MADE IN ITALY
N L3 MANCHON DE ROTATION @& ABSCHLUSS FUR ROHRAU-
%I PIPE OUTPUT TERMINAL ‘ DROIT STRITT
A
_ WHITE
| @ O
| o GREY
4 E C ‘
> BLACK
WHITE GREY BLACK DIMENSIONS [mm] & Datasheet
MODEL U.M. Pieces 1
CODE CODE CODE A B c D E ey s lgl
TS62-OTP 11106035 66 48 76 30 50 PCS 5
TS75-0TP 11106036 SCD100440  SCD100393 78 58 90 30 56 PCS 5
TS102-OTP 11106037 SCD100441  SCD100394 104 68 110 40 72 PCS 5




OPTIMARC

| .
MADE IN ITALY

i: i REDUCTION PER DUCT ‘ ' REDUCTION POUR GOULOTTE a REDUZIERUNG FUR KANAL
FEATURES
. * RC75/62 - OPT composition MG 75 - OPT and

reduction for ducts of 75/62
Tl * RC102/75 - OPT composition MG-102-OPT and

v reduction for ducts of 102/75
| » RC135/102 - OPT composition MG-135-OPT
— and reduction for ducts of 135/102
’“ A | B . .

WHITE GREY BLACK

WHITE GREY BLACK DIMENSIONS [mm] Iﬁl;‘l
MODEL u.Mm. ot
CODE CODE CODE A B c per box
RC 75/62 - OTP 11106034 5 . 78 58 110 PCS 1
RC 102/75 - OTP 11106044 SCD100445 SCD100398 104 68 140 PCS 1
RC135/102-OTP  SCD100119 SCD100446 SCD100399 140 84 160 PCS 1
OPTIMA DT m— -
MADE IN ITALY
AN L wTn = wTn . (7.
e T'SHUNT DERIVATIONEN"T »T“-ABZWEIGUNG

fl. WHITE

EXAMPLE : EXAMPLE : FEATURES

DT62-0PT DT75-0PT + DT 62-OPT composition DT 75 - OPT and 3
reduction for ducts of 62

* DT 75 - OPT composition “T” 75

» DT 102 - OPT composition “T” 102

« DT 135- OPT composition “T” 135

-

WHITE GREY BLACK DIMENSIONS [mm]

MOPEL CODE CODE CODE A B ¢ b e ™ Leroed
DT 62-OPT 11106031 ; ; 66 48 180 130 60 PCS 5 e prrd
DT 75-OPT 11106032 SCD100437 SCD100395 78 58 180 130 -  PCS 5 i
DT 102-OPT 11106033 SCD100438 SCD100396 104 68 210 160 -~  PCS 3
DT 135-OPT SCD100118 SCD100439 SCD100397 140 84 270 205 -~  PCS 3

42



OPTIMA MF

| .
MADE IN ITALY

= FLEXIBLE SLEEVE () MANCHON FLEXIBLE @ £\ £XIBLE MUFFE

g m
A
y D
g WHITE
. < ] P
I 1
BLACK
WHITE GREY BLACK DIMENSIONS [mm] I‘EI:_LI
MODEL U-M. Pieces
CODE CODE CODE A B c D per box
MF 62 - OPT 11106041 = . 62 46 520 420 PCS 1
MF 75 - OPT 11106042 SCD100179 SCD100228 74 56 520 420 PCS 1 g
MF 102 - OPT 11106043 SCD100180 SCD100229 100 66 520 420 PCS 1 =
(&]
T
OPTIMATC R
MADE IN ITALY £
(/7]
. . »
%I CLOSING CAP ‘ ' BOUCHON DE FERMETURE VERSCHLUSSKAPPE

WHITE
om

GREY
A C ’
< BLACK
WHITE GREY BLACK DIMENSIONS [mm] IE‘-I';'I
MODEL u.m. Pioces
CODE CODE CODE A B c htaad
TC35-OPT SCD100141 - - 35 28 46 PCS 20
TC62-0PT 11106038 - - 66 48 75 PCS 5
TC102-OPT 11106039 SCD100442 SCD100400 78 58 90 PCS 5
TC35-0PT 11106040 SCD100443 SCD100401 104 68 105 PCS 3
TC135-0PT SCD100120 SCD100444 SCD100402 140 84 135 PCS 3

FOR INSTALLATION EXAMPLES
OF THE KMF KIT,
SEE PAGE 20 OF THE

SMART CLIMA CATALOGUE




KMF

.

TECHNICAL SPECIFICATIONS

: = FLEXIBLE SLEEVE KIT - OPT

MADE IN ITALY . .
PATENTED

{ ) KiT MANCHON FLEXIBLE -OPT @B BAUSATZ FLEXIBLE MUFFE -

» Shockproof and UVA-resistant plastic

 Paintable

KIT 70 CONSISTING OF:

CARACTERISTIQUES TECHNIQUES

* Peut étre peint

» 1 Flexible sleeve Model MGF 72
» 1700 mm flexible hose - inner @ 60 mm

KIT 70 COMPRENANT :

« Available colours: white - grey - black interne

* Disponible dans les couleurs : blanc -

KIT 100 CONSISTING OF: gris - noir

» 1 Flexible sleeve Model MGF 100

» 1700 mm flexible hose - inner @ 60 mm
« Available colours: white - grey - black

KIT 100 COMPRENANT :

interne

« Disponible dans les couleurs : blanc -

gris - noir

FOR EXAMPLES OF INSTALLATION

» Matiére plastique antichoc et anti-UVA

» 1 manchon flexible modele MGF 72
« 1 tube flexible de 700 mm - @60 mm

» 1 manchon flexible modele MGF 100
« 1tube flexible de 700 mm - @60 mm

OPT

TECHNISCHE EIGENSCHAFTEN

« StoBfestes und UVA-bestandiges
Kunststoffmaterial
* Lackierbar

BAUSATZ 70 BESTEHEND AUS:

« 1 flexiblen Muffe, Modell MGF 72

*» 1 Schlauch von 700 mm - @ 60 mm innen

« Erhaltlich in den Farben: Wei3 - Grau -
Schwarz

BAUSATZ 100 BESTEHEND AUS:

« 1 flexiblen Muffe, Modell MGF 100

* 1 Schlauch von 700 mm - @ 60 mm innen

« Erhaltlich in den Farben: WeiB - Grau -
Schwarz

DIMENSIONS [mm]
CODE A B C
SCD100560 770 78 72

SCD100561 770 78 72

SEE PAGE 20
WHITE BLACK GREY o
Available from April 2025 ’f‘

CODE DESCRIPTION
SCD100560 KIT OPTIMA FLEXIBLE SLEEVE MGF 75-OPT WHITE + FLEX DIAMETER 60
SCD100561 KIT FLEXIBLE SLEEVE OPTIMA MGF 75-OPT BLACK + FLEX DIAMETER 60
SCD100562 KIT FLEXIBLE SLEEVE OPTIMA MGF 75-OPT GREY + FLEX DIAMETER 60
SCD100563 KIT OPTIMA FLEXIBLE SLEEVE MGF 102-OPT WHITE + FLEX DIAMETER 80
SCD100564 KIT FLEXIBLE SLEEVE OPTIMA MGF 102-OPT BLACK + FLEX DIAMETER 80
SCD100565 KIT FLEXIBLE SLEEVE OPTIMA MGF 102-OPT GREY + FLEX DIAMETER 80

MGFO

& FLEXIBLE SLEEVE FOR

OPTIMA DUCT
OPTIMA
e S e
@®
F.| U
% «
A B
MODEL DESCRIPTION

A
SCD100590 OPTIMA FLEXIBLE SLEEVE MGF 75-OPT PVC WHITE 78
SCD100591 OPTIMA FLEXIBLE SLEEVE MGF 75-OPT PVC BLACK 78
SCD100592 OPTIMA FLEXIBLE SLEEVE MGF 75-OPT PVC GREY 78
SCD100593 OPTIMA FLEXIBLE SLEEVE MGF 102-OPT PVC WHITE 102
SCD100594 OPTIMA FLEXIBLE SLEEVE MGF 102-OPT PVC BLACK 102
SCD100595 OPTIMA FLEXIBLE SLEEVE MGF 102-OPT PVC GREY 102
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{ ) maNncHON DE JONCTION
FLEXIBLE POUR GOULOTTE

SCD100562 770 78 72

SCD100563 780 103 95
T I

SCD100564 780 103 95

SCD100565 780 103 95

o

UM.  pieces
per box
KIT 1
Datasheet
KIT 1
KIT 1 i
KIT 1
KIT 1
KIT 1

MADE IN ITALY &
Nz

@ - £XIBLE VERBINDUNG-

SMUFFE FUR KANAL OPTIMA

With screws included
WHITE BLACK GREY

Available from April 2025

For the codes of the loose flexible tube

see page 24
DIMENSIONS [mm] I‘EI:_LI
Ltk Pieces
B c D E per box
58 108 77 72 PCS
58 108 77 72 PCS :
58 108 77 72 PCS o
71 118 102 95 PCS
71 118 102 95 PCS
71 118 102 95 PCS




NEW INNOVATIVE MATERIAL

FOR AN EXTRAORDINARY RESULT

Trunkings and accessories made
in PVC and plastic material

@ Patented model @ Anti UV rays
@ Reach certifications @ High resistence

Eco-friendly material &é Shockproof

Nz

& Operating temperature
-20°C/+75°C

eXcellens Optima

» Smart Clima

| |
MADE IN ITALY

45



BUILT-IN
INSTALLATION
BOXES

The shockproof polystyrene built-in installation boxes are equipped
with 6 inlets for the refrigeration lines. They are equipped with two
adjustable plates, useful for fixing the indoor unit jig. The conveyor
positioned at the back, is equipped with a grille in addition to its
particular funnel shape that prevents water from stagnating, is
equipped with an innovative inspectionable siphon, which guarantees
protection from the reflux of bad smells. To facilitate the installation,
the preparation is provided with support feet and with a built-in
levelling device.



PROFESSIONAL FAN COIL m—

Vertical built-in installation box
for fan coils with built-in inspectable siphon

8 entry points
for pipe inlets

Condensate drain
Fan coil

Fixing flaps
for plasterboard or
masonry support

Condensate collection tray

Condensate
drain pipe

Example of installation with built-in installation
box on masonry

Example after installation

47
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PROFESSIONAL
FAN COIL

3
=~ VERTICAL BUILT-IN
INSTALLATION BOX

FOR FAN COILS WITH BUILT-IN
INSPECTABLE SIPHON

N
<

TECHNICAL SPECIFICATIONS

» Made of shockproof polystyrene

* Certified recycled material

» With removable built-in siphon

+ Ideal for fixing on walls and plasterboard
with fins

* Fixing on plasterboard with screws on
the six side flaps

* Built-in spirit level

+ Attachment slots for fixed pipe clamps

 Designed to be housed vertically on the
wall to contain the delivery and return
pipes

* Dimensions: 470 x 160 x 85 mm

Applications

L
Removable dry siphon

48

PERNDEH

() BOITIER VERTICAL DE

PREDISPOSITION POUR
VENTILO-CONVECTEUR
AVEC SIPHON CONTROLABLE
INTEGRE

CARACTERISTIQUES TECHNIQUES

* Fabriqué en polystyréne anti-choc

» Matériau recyclé certifié

+ Avec siphon amovible intégré

« |Idéal pour la fixation sur magonnerie et
plaque de platre a I'aide d'ailettes

« Fixation sur plaque de platre a l'aide de
vis sur les six ailettes latérales

* Niveau a bulle intégré

 Fentes pour I'accrochage des colliers de
serrage des tubes

» Congu pour son installation murale
verticale et pour contenir les tubes de
refoulement et de récupération

* Dimensions : 470 x 160 x 85 mm

@ \VERTIKALE VORRUSTUNG

FUR GEBLASEKONVEKTOR
MIT INTEGRIERTEM
INSPIZIERBAREM SIPHON

TECHNISCHE EIGENSCHAFTEN

» Gefertigt aus sto3festem Polystyrol

« Zertifiziertes recyceltes Material

* Mit abnehmbarem integriertem Siphon

« |deal fur die Befestigung an Mauerwerk
und Gipskarton mittels Lamellen

» Befestigung an Gipskarton mittels
Schrauben an den sechs seitlichen
Lamellen

» Eingebaute Libelle

» Osen fir die Befestigung der
Schlauchschellen

» Ausgelegt flir vertikale Wandmontage
zur Aufnahme der Zuluft- und
Rucklaufleitungen

* Abmessungen: 470 x 160 x 85 mm

] ]
470 69 MADE IN ITALY
- > -—
1 1 2 A
(e eo © qlo
| | | | 0| =
\Jo olJo o = N
L L U y
Available from April 2025 Datasheet
CODE DESCRIPTION Uu.M. Pli%s
per box
VERTICAL ARRANGEMENT WITH FAN-COIL
SCD200013 A PCS 1
J

Female fitting for connecting
to condensate drain pipe
216/18/20/25

Rotatable male fitting
for condensate drain pipe
connection @16/18



ELISYUM HYDRONIC

ELITE

BUILT-IN INSTALLATION BOX
WITH SIPHON

TECHNICAL SPECIFICATIONS

* Right/left reversible tilted rear conveyor
with multiple side coupling @ 16 - @ 20

* Protection grille

* Adjustable template fastening plates

* Built-in spirit level

* Built-in siphon with hermetic cover

* Anti-condensation cavity

* Anti-plaster cardboard

« Interlocking cover or with screws

* Holes for fastening to plasterboard walls
« Ideal for applications with insulated
pipes with a diameter of 52 mm

'ﬁlb"

140

4 r“'l’

PREDISPOSITION AVEC
SIPHON

CARACTERISTIQUES TECHNIQUES

&

MADE IN ITALY

INSTALLATIONSKASTEN MIT
SIPHON

TECHNISCHE EIGENSCHAFTEN

» Convoyeur arriere incliné droite/gauche
réversible avec raccordement latéral
multiple @ 16 - @ 20

* Grille de protection

* Plaques de fixation de gabarit réglables
* Bulle intégrée

* Siphon intégré avec couvercle
hermétique

» Cavité anti-condensation

« Carton anti-poussiére de platre

* Couvercle emboitable ou avec vis

* Trous de montage mural dans la plaque
de platre

« |déal pour les applications avec des
tuyaux isolés d'un diameétre de 52 mm

o L

&

« Hinteres Forderband, geneigt, reversibel
rechts/links mit seitlichem Mehrfach-
Anschluss @ 16 - @ 20

* Schutzgitter

« Verstellbare Platten zur Befestigung der
Lehre

 Eingebaute Libelle

« Eingebauter Siphon mit hermetischer
Abdeckung

» Kondensationsschutz-Hohlraum

» Schutzkarton gegen Mortel
 Steckabdeckung oder mit Schrauben

* Bohrungen zur Wandmontage an
Gipskartonplatten

« |deal fiir Anwendungen mit gedammten
Rohren mit einem Durchmesser von 52 mm

Virtual reality

Available in singular
pack orin a pack =
of 20 pcs.
Example of installation for hydronic internal unit with copper pipe Also available in the practical
+ insulated until @ 52mm and elegant display
Combinations with condensate drain pipes 67 E 528 3
in the catalogue:
. . . i
* Pipe 18/20 art.11126346 (direct connection) ®) 1 (|
* Pipe 18/20 art.11126320 (direct connection) S D oo D
. . \
* TCR-21rigid tube (using the MP-TCR-21) W
CODE DESCRIPTION u.m. '1—% ﬁ
Pieces U.M. U.M.
S e Box pallet Datasheet
"ELISYUM HYDRONIC ELITE" READY-TO-PLUMB INSTALLATION BOX T
REDZRIDO WITH TRAP AND SNAP-ON COVER aes 1 1 28
scD200004  "ELISYUMHYDRONIC ELITE" READY-TO-PLUMB INSTALLATION BOX g ) 1 o

WITH TRAP + COVER WITH SCREWS
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ELISYUM HYDRONIC

CLASSIC

TECHNICAL SPECIFICATIONS

« Right/left reversible tilted rear conveyor
with multiple side coupling @ 16 - @ 20

* Protection grille

« Adjustable template fastening plates

* Built-in spirit level

« Anti-plaster cardboard

« Interlocking cover or with screws

* Holes for fastening to plasterboard walls
« Ideal for applications with insulated
pipes with a diameter of 52 mm

CARACTERISTIQUES TECHNIQUES

& BUILT-ININSTALLATIONBOX  { ) PREDISPOSITION

&

| .
MADE IN ITALY

@ INSTALLATIONSKASTEN

TECHNISCHE EIGENSCHAFTEN

 Convoyeur arriere incliné droite/gauche
réversible avec raccordement latéral
multiple @ 16 - @ 20

« Grille de protection

« Plaques de fixation de gabarit réglables
* Bulle intégrée

Carton anti-poussiére de platre

» Couvercle emboitable ou avec vis

* Trous de montage mural dans la plaque
de platre

« |déal pour les applications avec des
tuyaux isolés d'un diameétre de 52 mm

o L

140
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Available in singular
pack orin a pack

* Hinteres Forderband, geneigt, reversibel
rechts/links mit seitlichem Mehrfach-
Anschluss @16 - @ 20

* Schutzgitter

« Verstellbare Platten zur Befestigung der
Lehre

 Eingebaute Libelle

» Schutzkarton gegen Mortel

« Steckabdeckung oder mit Schrauben

* Bohrungen zur Wandmontage an
Gipskartonplatten

« Ideal fiir Anwendungen mit gedammten
Rohren mit einem Durchmesser von 52 mm

"
Tecnosystend

of 20 pcs.
Example of installation for hydronic internal unit with copper pipe Also available in the practical
+ insulated until @ 52mm and elegant display
Combinations with condensate drain pipes 67 E 528 -
in the catalogue:
. . . i
* Pipe 18/20 art.11126346 (direct connection) o || [ |
* Pipe 18/20 art.11126320 (direct connection) 3 |:| oo |:|
. . \
« TCR-21 rigid tube (using the MP-TCR-21) ! E—
CODE DESCRIPTION U.M. Piaces e o, Datasheet
per box Box Pallet
"ELISYUM HYDRONIC CLASSIC" READY-TO-PLUMB INSTALLATION ' P
SEReeLE BOX WITH TRAP AND SNAP-ON COVER e 1 1 240
SCD200003 ELISYUMHYDRONIC ELITE" CLASSIC-TO-PLUMB INSTALLATION BOX 5o q q i

WITH TRAP + COVER W/ SCREWS

50




EEIC_I)_EESSIONAL U a

| .
MADE IN ITALY

;I’! BUILT-IN INSTALLATION BOX ‘ ' PREDISPOSITION AVEC . INSTALLATIONSKASTEN MIT
“ WITH SIPHON SIPHON SIPHON
TECHNICAL SPECIFICATIONS CARACTERISTIQUES TECHNIQUES TECHNISCHE EIGENSCHAFTEN
* Right/left reversible tilted rear conveyor » Convoyeur arriere incliné droite/gauche « Hinteres Forderband, geneigt, reversibel
with multiple side coupling @ 16 - @ 20 réversible avec raccordement latéral rechts/links mit seitlichem Mehrfach-
* Protection grille multiple @ 16 - @ 20 Anschluss @16 - @ 20
* Adjustable template fastening plates * Grille de protection « Schutzgitter
* Built-in spirit level * Plaques de fixation de gabarit réglables « Verstellbare Platten zur Befestigung der
* Built-in siphon with hermetic cover * Bulle intégrée Lehre
* Anti-condensation cavity * Siphon intégré avec couvercle « Eingebaute Libelle
* Anti-plaster cardboard hermétique « Eingebauter Siphon mit hermetischer
* Interlocking cover or with screws * Cavité anti-condensation Abdeckung
« Carton anti-poussiéere de platre » Kondensationsschutz-Hohlraum
* Couvercle emboitable ou avec vis « Schutzkarton gegen Mortel

« Steckabdeckung oder mit Schrauben
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Combinations with condensate drain pipes m

in the catalogue: @) ® ®
* Pipe 18/20 art.11126346 (direct connection)
* Pipe 18/20 art.11126320 (direct connection)
* TCR-21rigid tube (using the MP-TCR-21)

.65 B 520 j &

S o] V|==|( |0

-— | Available in singular

) - — pack orin a pack
B ' s~ fUJ of 25 pcs.
Also available in the practical
and elegant display
CODE DESCRIPTION u.M. & ﬁ UM

Pieces .M. .M.
o e Box pallet Datasheet
PROFESSIONAL-ELITE READY-TO-PLUMB INSTALLATION BOX WITH 5oy

s TRAP AND SNAP-ON COVER == 1 1 =0

PROFESSIONAL-ELITE READY-TO-PLUMB INSTALLATION BOX WITH
LA TRAP AND COVER WITH SCREWS e 1 1 =20




EES;ESSIONAL M=

| .
MADE IN ITALY

R LS -
S BUILT-IN INSTALLATIONBOX ~ { ) PREDISPOSITION @ INSTALLATIONSKASTEN
TECHNICAL SPECIFICATIONS CARACTERISTIQUES TECHNIQUES TECHNISCHE EIGENSCHAFTEN
* Right/left reversible tilted rear conveyor » Convoyeur arriere incliné droite/gauche « Hinteres Forderband, geneigt, reversibel
with multiple side coupling @ 16 - @ 20 réversible avec raccordement latéral rechts/links mit seitlichem Mehrfach-
« Protection grille multiple @ 16 - @ 20 Anschluss @16 - @ 20
* Adjustable template fastening plates * Grille de protection « Schutzgitter
* Built-in spirit level * Plaques de fixation de gabarit réglables « Verstellbare Platten zur Befestigung der
* Anti-plaster cardboard * Bulle intégrée Lehre
* Interlocking cover or with screws « Carton anti-poussiére de platre « Eingebaute Libelle
» Couvercle emboitable ou avec vis » Schutzkarton gegen Mortel

« Steckabdeckung oder mit Schrauben

Combinations with condensate drain pipes
in the catalogue:

* Pipe 18/20 art.11126346 (direct connection)
* Pipe 18/20 art.11126320 (direct connection)
* TCR-21rigid tube (using the MP-TCR-21)

A
A
-

65.. 520 : &I %
b

o | K
o | )| = (o] L Y-
-— 1 Available in singular W e
- T _q}—v pack orin a pack =N
B ' s of 25 pcs. =
Also available in the practical
and elegant display
CODE DESCRIPTION u.M. P%s ﬁi % BEEEree
per box Box Pallet
PROFESSIONAL-PLUS READY-TO-PLUMB INSTALLATION BOX WITH Rt ]
11100116 S NAP.ON COVER PCS 1 1 300 KEATIE: ‘-;_—1
e
11100116y  PROFESSIONAL-PLUS READY-TO-PLUMB INSTALLATION BOX WITH o ) 1 T ?,_,@&‘ )
COVER AND SCREWS E"@t (54
. = L -

52



PROFESSIONAL CLASSIC = == ()

RIS .
%I BUILT-IN INSTALLATION BOX ‘ ' PREDISPOSITION a INSTALLATIONSKASTEN
TECHNICAL SPECIFICATIONS CARACTERISTIQUES TECHNIQUES TECHNISCHE EIGENSCHAFTEN
* Right/left reversible tilted rear conveyor » Convoyeur arriere incliné droite/gauche « Hinteres Forderband, geneigt, reversibel
with multiple side coupling @ 16 - @ 20 réversible avec raccordement latéral rechts/links mit seitlichem Mehrfach-
* Protection grille multiple @ 16 - @ 20 Anschluss @16 - @ 20
* Anti-plaster cardboard * Grille de protection » Schutzgitter
« Interlocking cover or with screws « Carton anti-poussiére de platre « Schutzkarton gegen Mortel
» Couvercle emboitable ou avec vis « Steckabdeckung oder mit Schrauben
- . —— B 520 B
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Combinations with condensate drain pipes &
in the catalogue:

* Pipe 18/20 art.11126346 (direct connection)
« Pipe 18/20 art.11126320 (direct connection) AVa"E'l(Ne in Slngullaf
« TCR-21 rigid tube (using the MP-TCR-21) packorin a pac

of 25 pcs.
Also available in the practical
and elegant display

6 @ B

CODE DESCRIPTION u.Mm. : M. U.M.
:é?clng( Box Pallet
PROFESSIONAL-CLASSIC READY-TO-PLUMB INSTALLATION BOX it :
11100095 WITH SNAP-ON COVER PCS 1 1 300
PROFESSIONAL-CLASSIC READY-TO-PLUMB INSTALLATION BOX
R WITH COVER AND SCREWS e 1 L €L
f % PLATE KIT + LEVEL FOR ‘ ' KIT PLAQUE + BULLE POUR @ PLATTENSATZ + LIBELLE
@ FITTINGS PREDISPOSITIONS FUR INSTALLATIONSKASTEN

. ]
- MADE IN ITALY

Datasheet

CODE DESCRIPTION uU.M. Pieces
per box

11100130 KIT OF PLATES + SPIRIT FOR PREPARATIONS KIT 10




FLAT CLASSIC

S
MADE IN ITALY @ @ & »
PATENTED REACH Nz

= BUILT-ININSTALLATIONBOX  { ) PREDISPOSITION

TECHNICAL SPECIFICATIONS

* Right/left reversible tilted rear conveyor
with @ 20 vertical coupling

* Protection grille

* Anti-plaster cardboard

* Interlocking cover or with screws

65

CARACTERISTIQUES TECHNIQUES

@ INSTALLATIONSKASTEN

TECHNISCHE EIGENSCHAFTEN

» Convoyeur arriere incliné droite/gauche
réversible avec raccordement vertical @ 20
* Grille de protection

« Carton anti-poussiéere de platre

» Couvercle emboitable ou avec vis

|

1
100

of 25 pcs.
Also available in the practical
and elegant display
CODE DESCRIPTION u.m. PL;%S ﬁ (% o
per box Box Pallet
FLAT CLASSIC READY-TO-PLUMB INSTALLATION BOX WITH

11100094 SNAP-ON COVER PCS 1 300

S f PLATE KIT + LEVEL FOR ‘ ' KIT PLAQUE + BULLE POUR @ PLATTENSATZ + LIBELLE FUR

“® FITTINGS

CODE

11100130

54

PREDISPOSITIONS

| |
MADE IN ITALY

DESCRIPTION

KIT OF PLATES + SPIRIT FOR PREPARATIONS

Available in singular
packorin a pack

« Hinteres Forderband, geneigt, reversibel
rechts/links mit vertikalem Anschluss @ 20
 Schutzgitter

» Schutzkarton gegen Mortel

« Steckabdeckung oder mit Schrauben

INSTALLATIONSKASTEN

Datasheet

Pieces
per box

KIT 10




COMPACT ELITE

% BUILT-IN INSTALLATION BOX
> WITH SIPHON

TECHNICAL SPECIFICATIONS

* Right/left reversible rear funnel conveyor
with double side coupling @ 16 - @ 20

PREDISPOSITION AVEC
SIPHON

CARACTERISTIQUES TECHNIQUES

&

| .
MADE IN ITALY

@ INSTALLATIONSKASTEN MIT

SIPHON
TECHNISCHE EIGENSCHAFTEN

» Convoyeur a entonnoir arriére réversible
droite/gauche avec fixation double cété @

« Hinterer Trichterforderer, reversibel,
rechts/links mit doppelseitigem Anschluss

« Protection grille 16-@20 ?16-@ 20

* Adjustable template fastening plates « Grille de protection « Schutzgitter

* Built-in spirit level * Plaques de fixation de gabarit réglables « Verstellbare Platten zur Befestigung der
* Anti-condensation cavity * Bulle intégrée Lehre

* Cavité anti-condensation

« Siphon intégré avec couvercle
hermétique

» Couvercle emboitable ou avec vis

« Built-in siphon with hermetic cover
« Interlocking cover or with screws

« Eingebaute Libelle

« Kondensationsschutz-Hohlraum

» Eingebauter Siphon mit hermetischer
Abdeckung

« Steckabdeckung oder mit Schrauben
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Combinations with condensate drain pipes
in the catalogue:

* Pipe 18/20 art.11126346 (direct connection)
* Pipe 18/20 art.11126320 (direct connection)
* TCR-21rigid tube (using the MP-TCR-21)

o
o
) Available in singular
pack orin a pack
of 25 pcs.
Also available in the practical
and elegant display
CODE DESCRIPTION U.M. Elj @
Pieces U.M. U.M.
S e Box pallet Datasheet
COMPACT-ELITE READY-TO-PLUMB INSTALLATION BOX WITH TRAP R
11100119 AN GRS O (e PCS 1 1 300
11100119y  COMPACT-ELITE READY-TO-PLUMB INSTALLATION BOX WITHTRAP . . 300

AND COVER WITH SCREWS




COMPACT CLASSIC 2 B [

RIS
?IF BUILT-IN INSTALLATION BOX ‘ ' PREDISPOSITION a INSTALLATIONSKASTEN
TECHNICAL SPECIFICATIONS CARACTERISTIQUES TECHNIQUES TECHNISCHE EIGENSCHAFTEN
* Right/left reversible rear funnel conveyor » Convoyeur a entonnoir arriére réversible « Hinterer Trichterforderer, reversibel,
with double side coupling @ 16 - @ 20 droite/gauche avec fixation double cété @ rechts/links mit doppelseitigem Anschluss
* Protection grille 16-@ 20 ?16-@20
» Interlocking cover or with screws * Grille de protection « Schutzgitter
 Couvercle emboitable ou avec vis « Steckabdeckung oder mit Schrauben

o

Available in singular - Wol
pack orin a pack
of 25 pcs.

Combinations with condensate

drain pipes in the catalogue: 55 440 e
- Pipe 18/20 art.11126346 1 7 B - : -
(direct connection) of 1 =g =
* Pipe 18/20 art.11126320 g’ [ |0 i © |0 ¥
y Cais
(direct connection) X e = % -
- TCR-21 rigid tube i -t v -

. g _ Also available in the practical

CODE DESCRIPTION UM pieces um. UM Datasheet
per box Box Pallet

COMPACT-CLASSIC READY-TO-PLUMB INSTALLATION BOX WITH
11100098 SR BEVE PCS 1 1 300
COMPACT-CLASSIC READY-TO-PLUMB INSTALLATION BOX WITH
11100098V COVER AND SCREWS PCS 1 1 300
=X PLATEKIT + LEVEL FOR ‘ ' KIT PLAQUE + BULLE POUR @ PLATTENSATZ + LIBELLE FUR
“ FITTINGS PREDISPOSITIONS INSTALLATIONSKASTEN

|
MADE IN ITALY

Datasheet
g0

CODE DESCRIPTION uU.M. Pieces
per box
11100130 KIT OF PLATES + SPIRIT FOR PREPARATIONS KIT 1

56



EVO MAXI 3 2 [

RIS .
%I BUILT-IN INSTALLATION BOX ‘ ' PREDISPOSITION a INSTALLATIONSKASTEN
TECHNICAL SPECIFICATIONS CARACTERISTIQUES TECHNIQUES TECHNISCHE EIGENSCHAFTEN
* Rear conveyor with 4 outlets » Convoyeur arriére a 4 sorties « Hinteres Forderband mit 4 Ausgangen
* 2 side outlets @ 16 - @ 20 * 2 sorties latérales @ 16 - @ 20 « 2 seitliche Auslasse @ 16 - @ 20
« 2 vertical outlets @ 20 * 2 sorties verticales @ 20 « 2 vertikale Auslasse @ 20
* Protection grille * Grille de protection « Schutzgitter
« Anti-condensation cavity « Cavité anti-condensation » Kondensationsschutz-Hohlraum
* Anti-plaster cardboard « Carton anti-poussiére de platre « Schutzkarton gegen Mortel
* Interlocking cover or with screws » Couvercle emboitable ou avec vis « Steckabdeckung oder mit Schrauben

P

Available in singular - B0
packorin a pack
of 25 pcs.
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Combinations with condensate
drain pipes in the catalogue:

_65 . 520 N
* Pipe 18/20 art.11126346 ‘
(direct connection) - I
(@
* Pipe 18/20 art.11126320 E o o] (o]
(direct connection) 1 : =
& o rrr’gr

* TCR-21rigid tube '
. _ } Also available in the practical

& % @ Datasheet
CODE DESCRIPTION UM.  oces u.m u.m

per box Box' Pallét
EVO MAXI READY-TO-PLUMB INSTALLATION BOX WITH
11100122 SNAP-ON COVER PCS 1 1 300
EVO MAXI READY-TO-PLUMB INSTALLATION BOX WITH COVER
11100122V AND SCREWS PCS 1 1 300
f f PLATEKIT + LEVEL FOR ‘ ' KIT PLAQUE + BULLE POUR @B PLATTENSATZ + LIBELLE
" FITTINGS PREDISPOSITIONS FURINSTALLATIONSKASTEN
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